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8 1 GLAND CAP EURO - Brass (Nickel plated) -

7 1 INNER SEAL EURO - CR -

6 1 SEAL EURO - CR -

5 1 PLASTIC INSERT EURO - PA 6 -

4 1 PUSH AND TIGHTEN METAL UPPER BODY - Brass (Nickel plated) -

3 1 PLUG IN WASHER WITH CLAWS NATURAL - PA 66 -

2 1 PLUG IN FRICTION WASHER - CR -

1 1 PLUG IN LOWER BODY - PA 66 -
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8 1 GLAND CAP EURO - Brass (Nickel plated) -

7 1 INNER SEAL EURO - CR -

6 1 SEAL EURO - CR -

5 1 PLASTIC INSERT EURO - PA 6 -

4 1 PUSH AND TIGHTEN METAL UPPER BODY - Brass (Nickel plated) -

3 1 PLUG IN WASHER WITH CLAWS NATURAL - PA 66 -

2 1 PLUG IN FRICTION WASHER - CR -

1 1 PLUG IN LOWER BODY - PA 66 -
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1SNG623001R0000 EM-SIG-SZ16-MET-A 16.0 Single 28.3 15.9 26.5 9.0 44.9 0.5 - 4.0 20 20 3.0 - 7.0 5.0 - 10.0 -

1SNG623002R0000 EM-SIG-SZ16-MET-B 16.0 Single 28.3 15.9 26.5 9.0 44.9 0.5 - 4.0 20 20 5.0 - 10.0 5.0 - 10.0 -

1SNG623003R0000 EM-SIG-SZ16-MET-C 16.0 Double 28.3 15.9 26.5 9.0 45.5 0.5 - 4.0 20 20 3.0 - 10.0 5.0 - 10.0 3.0 - 7.0

1SNG623004R0000 EM-SIG-SZ20-MET-A 20.0 Single 32.3 19.9 30.3 9.0 43.8 0.5 - 4.0 22 22 5.0 - 9.0 6.0 - 12.0 -

1SNG623005R0000 EM-SIG-SZ20-MET-B 20.0 Single 32.3 19.9 30.3 9.0 43.8 0.5 - 4.0 22 22 6.0 - 12.0 6.0 - 12.0 -

1SNG623006R0000 EM-SIG-SZ20-MET-C 20.0 Double 32.3 19.9 30.3 9.0 44.5 0.5 - 4.0 22 22 5.0 - 12.0 6.0 - 12.0 5.0 - 8.5

1SNG623007R0000 EM-SIG-SZ25-MET-A 25.0 Single 38.5 24.9 36.3 9.0 47.0 0.5 - 4.0 27 27 9.0 - 13.0 11.0 - 17.0

1SNG623008R0000 EM-SIG-SZ25-MET-B 25.0 Single 38.5 24.9 36.3 9.0 46.4 0.5 - 4.0 27 27 11.0 - 17.0 11.0 - 17.0

1SNG623009R0000 EM-SIG-SZ25-MET-C 25.0 Double 38.5 24.9 36.3 9.0 47.3 0.5 - 4.0 27 27 8.0 - 17.0 11.0 - 17.0 8.0 - 13.5

1SNG623010R0000 EM-SIG-SZ32-MET-A 32.0 Single 45.5 31.9 43.2 9.0 54.3 0.5 - 4.0 34 34 11.0 - 15.0 15.0 - 21.0 -

1SNG623011R0000 EM-SIG-SZ32-MET-B 32.0 Single 45.5 31.9 43.2 9.0 54.3 0.5 - 4.0 34 34 15.0 - 21.0 15.0 - 21.0 -

1SNG623012R0000 EM-SIG-SZ32-MET-C 32.0 Double 45.5 31.9 43.2 9.0 54.5 0.5 - 4.0 34 34 11.0 - 21.0 15.0 - 21.0 11.0 - 16.0

1SNG623013R0000 EM-SIG-SZ40-MET-A 40.0 Single 59.0 39.9 56.1 13.2 62.1 0.5 - 4.0 43 43 16.0 - 23.0 19.0 - 28.0 -

1SNG623014R0000 EM-SIG-SZ40-MET-B 40.0 Single 59.0 39.9 56.1 13.2 62.1 0.5 - 4.0 43 43 19.0 - 28.0 19.0 - 28.0 -

1SNG623015R0000 EM-SIG-SZ40-MET-C 40.0 Double 59.0 39.9 56.1 13.2 63.0 0.5 - 4.0 43 43 16.0 - 28.0 19.0 - 28.0 16.0 - 21.0
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