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Thread M16 x 2 pitch
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INTERNAL FITTING
EXTERNAL FITTING

High
Switch

Low
Switch

Approximate
Switching
Points

Low
Switch

High
Switch

Approximate
Switching
Points

Mounting:Top & Bottom Entry
Material: PVC
Housing Material: PVC
Housing Colour: Grey
Float Material: PVC
Cable Colour: Yellow, Black, White
Sealing Components: Nitrile

NOTE:

1. UNIVERSAL KIT TYPE SENSOR SUPPLIED IN A BAG WITH NUT, WASHER AND GROMMET LOOSE, FOR EITHER FIT OPTION ASSEMBLY.

REV DESCRIPTION DATE DWN APVD
A INITIAL RELEASE PER ECO 12172 06/11/2020 LH JP

Float Position
Wire Color Switch Low Middle High

Yellow Closed Open Open
Blue Closed Closed Open

3

REVISIONS

0 PLC
1 PLC
2 PLC
3 PLC
4 PLC
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