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2002287-2 67.90.192 JNI-CPI 240-150 v2006
JNI-CPI 240-150 v2006

TE SIMEL N°LOT

2002287-1 67.90.182 JNI 240-150 v2006
JNI 240-150 v2006
TE SIMEL N°LOT

PN
CODET
ERDF

REF MARQUAGE

REFERENCE PN
CODET
ENEDIS

CAPACITY
MAIN

CAPACITY
TAP

LENGTH
'L'

WEIGHT BOX TYPE

JNI 240-150 v2006 2002287-1 67 90 182 95-240mm² 50-150mm² 500 15 kg INJECTED RESIN JOINT BOX

JNI-CPI 240-150 v2006 2002287-2 67 90 192 95-240mm² 50-150mm² 650 18 kg INJECTED RESIN JOINT BOX

 - MARQUAGE DE LA PLAQUE SIGNALETIQUE 
       PAR FRAPPE REALISE AU CONDITIONNEMENT DE L'ACCESSOIRE
       ET D'APRES LE TABLEAU SUIVANT

MODEL SHOWN: JNI 240-150 v2006
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