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GRAY PBT-GF30 COVER HSG TYPE "V-2" 1

GRAY PBT-GF30 COVER HSG TYPE "L" 1
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3 BLACK PBT-GF30 LEVER HSG (RH) 1 1 1

2 BLACK PBT-GF30 LEVER HSG (LH) 1 1  1 

1 BLACK PBT-GF30 COVER HSG TYPE "V-2" 1

GRAY PBT-GF30 COVER HSG TYPE "R" 1

BLACK PBT-GF30 COVER HSG TYPE "L" 1
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NOTE
 
1. GENERAL TOLERANCE: �#�0.3, �#�3�$�
 
 . DELIVERY CONDITION
 
3. APPLICABLE CONNECTOR P/N: X-2005238-X
  
 . TE LOGO
 
 . MATERIAL MARK
 
 . TYPE MARK
 

7. TYPE "L" DRAWING (2005243-2 / 3-2005243-3) IS BELOW SHOWN

8. TYPE "R" DRAWING (1-2005243-3) IS BELOW SHOWN

9. TYPE "V" DRAWING (2-2005243-2 / 4-2005243-3) IS BELOW SHOWN
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