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RECEPTACLE KIT, 8 POSITION
INDUSTRIAL ETHERNET CONNECTOR
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PART NUMBERDESCRIPTION

2008615-1CAT 5e RECEPTACLE ASSY, UNSHIELDED

2008615-2CAT 5e RECEPTACLE ASSY, SHIELDED

2008615-3CAT 6A RECEPTACLE ASSY, SHIELDED

SUPERSEDED

1. CONNECTOR MAY BE FRONT OR REAR PANEL MOUNTED. VIEWS SHOW
   PANEL NUT AND GASKET LOCATION FOR THE REAR PANEL MOUNTED VERSION.
 
2. COUPLER LINES CROSSOVER BETWEEN POSTS.
 
3. PANEL NUT AND PANEL GASKET ARE PACKAGED ASSEMBLED IN POLYBAG.

SCALE  2:1

PANEL GASKET
ELASTOMER, COLOR: ORANGE

PANEL NUT
BRASS, NICKEL PLATED

RECEPTACLE HOUSING
ZINC, TRIVALENT CHROMATE PLATED

CAT 5e or CAT 6a COUPLER, RJ45, 8 POSITION
HOUSING: THERMOPLASTIC
CONTACTS: PHOSPHOR BRONZE, GOLD OVER NICKEL
SHIELD: BRASS, NICKEL PLATED

RECOMMENDED PANEL CUTOUT
3.2mm MAXIMUM PANEL THICKNESS

BAYONET LOCK
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