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LENGTH

( 1.13)

MATING HEIGHT 1.4 MAX.6.00

PC 1 HEAT SHRINK TUBE 3

PC 0.5 RF CA,UMCC GEN4 BOTH END, WITH 1.13CABLE 2

PC 1 RP-SMA BULKHEAD, FOR 1.13 CABLE 1

Q'TY UNIT DESCRIPTION ITEM

2016695-9 500 5

2016695-8 450 5

2016695-7 350 5

2016695-6 300 3

2016695-5 250 3

2016695-4 200 3

2016695-3 150 3

2016695-2 100 3

2016695-1  50+3

PART NUMBER LENGTH

NOTES:
1. MATERIAL AND PROCESSING MUST MEET REQUIREMENTS OF TEC-138-702
2. SMA BULKHEAD NEED ASSEMBLY NUT AND WASHER
3. PRODUCT RATING:
   TEMPERATURE:              -45 C TO +85 C
   VOLTAGE:                  30V (RMS)
   CHARACTERISTIC IMPEDANCE: 50 OHMS Normal
   FREQUENCY RANGE:          DC TO 9GHz
   BEND RADIUS:              5MM MIN
4. CABLE ASSEMBLY TO BE 100% OPEN AND SHORT TESTED
5. SMA INTERFACE FOLLOW IEC 60169-15
   UMCC GEN4 CAN MATE WITH I-PEX MHF4L SERIES AND HIROSE W.FL SERIES
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