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12 X 3 10.5 15.5 14.3 1-2040444-4

 9 X 2  7.0 12.0 10.8 1-2040444-3

 6 X 1  3.5  8.5  7.3 1-2040444-2

POS KEY n A B C PART NO

12 X 3 10.5 15.1 14.1 17.7  8.7 11.1 11.4 15.6 1-2040404-4

 9 X 2  7.0 11.6 10.6 14.2  5.2  7.6  7.9 11.9 1-2040404-3

 6 X 1  3.5  8.1  7.1 10.7  4.5  6.9  7.2  8.4 1-2040404-2

POS KEY n A B C D E F G H PART NO

PART NOMOLD NOWEIGHTDCBAnKEYPOS

1-2040444-121-10617590.92 3.2 5.0 3.0--X 3

1-2040444-221-10616621.68 7.3 8.5 6.5 3.5 1X 6

1-2040444-321-10616742.3210.812.010.0 7.0 2X 9

1-2040444-421-10616752.9614.315.513.510.5 3X12

PART NODCAnKEYPOS

1-2040444-13.25.0--X3

1-2040444-27.38.53.51X6

1-2040444-310.812.07.02X9

1-2040444-414.315.510.53X12

AS SHOWN 12POS(X-KEY) : 1-2040444-4

1.MATERIAL:GLASS FILED THERMO PLASTIC
           POLYESTER(94V-0), COLOR:BLACK
2.THE SHAPE, SIZE AND POSITION
  OF THE CHARACTER SHOW THE OUTLINE.
  THEY DON'T SHOW DETAILS.

1.  :                 (94V-0),  : 
2.                                
                 

COMPANY LOGO

3.THE KEYING ARRANGEMENT OF "Y" IS
  SYMMETRIC WITH "X".
3.Y KEY    X KEY       
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6POS(X-KEY):1-2040444-2

3POS(X-KEY):1-2040444-1

9POS(X-KEY):1-2040444-3
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