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A THIS PLUG WILL MATE WITH ANY RECEPTACLE CONNECTOR WITH
THE SAME INSERT ARRANGEMENT AS DEFINED BY MS18274-—1.
2. MAXIMUM WIRE INSULATION TO BE USED WITH THIS PLUG IS .072 [1.83] DIA.
5. BERYILLIUM COPPER RETENTION CLIPS (15) ARE INCLUDED IN INSERT ASSEMBLY.
A- CONNECTOR SUPPLIED WITHOUT CONTACTS; SHOWN FOR ILLUSTRATION ONLY.
RAISED CAVITY THESE CONNECTORS ARE QUALIFIED TO GODDARD SPACE FLIGHT
INDENTIFICATION NUMBERS CENTER SPECIFICATION S—311—P—4.
- 994 _ A UL/CSA DESIGNATION MARKED IN THIS AREA, OPTIONAL.
ﬁ CUSTOMER PART NUMBER MAY BE SPLIT BETWEEN FRONT AND REAR
SHELL, SAME SIDE. FAR SIDE REFERS TO WIDE SIDE OF KEYSTONE,
f DIA. TYP. NEAR SIDE REFERS TO NARROW SIDE OF KEYSTONE.
| \ RESTRICTED TO CAE ELECTRONICS ONLY.
1{9 @ _{_ _{_ —II_ _%_ @ {}}8 A CONTACTS FOR 2060/98—8 ARE UNASSEMBLED.
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(SUPPLIED WITH 206798—8 ONLY)
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—SHELL, FRONT
] MATL: BRASS PER MIL—C—50
FINISH: PLATED GOLD PER MIL—G—45204
AMP AND DATE CODE MARKED ON OVER COPPER FLASH PER MIL—C—14550
NEAR SIDE; CUSTOMER PART NUMBER /A\ = 030 DA TYP. e~ 4G44+.015 =
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\
SHELL, REAR
MATL: BRASS PER MIL—C—50
- 1.083+.010 - FINISH: PLATED GOLD PER MIL—-G—45204 — 422+ 010 |
/ OVER COPPER FLASH PER MIL—C—14550
AMP PART NO. MARKE
ON NEAR SIDE ﬁ
CUSTOMER PART NO. INSERT
MARKED ON FAR SIDE MATERIAL PER MIL-DTL-24308
.1 20 570513—7 206798—9 206798—-9
B\ /9 .1 20 B41—P10009—-0013 206798—8 206798—8
8 5 .120 311P409—-2P—B—12 206798—2 206798—7
.1 20 122137P15P 206798—06 206798—06
OBSOLETE .1 20 2A014—002V—001 206798—4 206798—4
. 154 - 206798—23 206798—3
5 .1 20 311P409—-2P—B—12 206798—2 206798—2
5 . 154 311P409—-2P—B—15 206798—1 206798—1
REMARKS DIA A MARK MARK ASSEMBLY
CUSTOMER P/N TE P/N NUMBER
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