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HOUSING MATERIAL:

ROUNDED EDGES ON THE OUTSIDE AND
CHAMFERS BY THE LOCKING LATCHES, REF 928094.

OBSOLETE PARTS: OBSOLETE CIS STREAMLINING PER D.RENAUD/D.SINISI
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