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I PACKAGING: |
ASSEMBLIES PACKED IN TE STANDARD BOXES WITH INTERMEDIATE LAYERS |
OF CORRUGATED PAPER OR PAPER STUFFING. |
EACH ASSEMBLY ROLLED TO A RING AND WITH RUBBER STRING BONDED. ‘
2 100% ELECTRICAL TEST ACCORDING TE SPECIFICATION 108-18857.3.1.1 LENGTH SCHEDULE: |
Laengentabelle: |
B
BEMERKUNGEN TE RV LENGTH L 1oL | ASSEMBLY :
Part No. T (mm) ’ COLOR ‘
I VERPACKUNG! OBSOLETE 1-2083036-1 1800 +36 black
ASSEMBLIES IN TE STANDARDKARTON MIT ZWISCHENLAGEN |
(WELLPAPPE ODER PAPIERPOLSTERKISSEN) VERPACKT, 1-2083036-2 A 1800 +36 white |
JEDES ASSEMBLY ZU EINEM RING GEWICKELT UND MIT GUMMI BAND GEBUNDEN, |
2 100% ELEKTRISCHE PRUEFUNG NACH TE SPEZIFIKATION 108-18857.3.L1 — :
|
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1 - | Cover, white 5 DIMENSIONS: TOLERANCES UNLESS S.Sedlakova |
6 distribut hit OTHERWISE SPECIFIED:  |APVD 27JANZ010 | NAME
I pos. distributor, white 4 m el . — Cable Assembly Mini HVL |
_ | see | HO3WH2—F 2x0.75mm?, black e 6 Way Distributor to Europlu |
toble| Euro Flachstecker, black 3 @g; Etg i, — s _ 7o A |
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