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1 THIS CONNECTOR ACCEPTS SEVEN (7)SNZE 16 MULTIMATE PIN [1390]
CONTACTS, MAXIMUM WIRE INSULATION DIA 2.67 [.M35] MAX
2 THIS CONNECTOR MATES WITH AMP P/N 208717-1.
3 AMP P/N AND DATE CODE TO BE LOCATED ON COUPLING RING. OBSOLETE| YES | 2957762
NO 208/16—1
A NICKEL PER QQ—N—-290 OVER COPPER PER MIL—C—14550. SEAL PART NO.
DWN 05/20/94
A ZlNC PEF\) QQ_Z_363 THIS DRAWING IS A CONTROLLED DOCUMENT. CHE'HARDY — -=TE E Commectm’ty
DIMENSIONS: TOLERANCES UNLESS R.STONE
OTHERWISE SPECIFIED: | APVD 07/13/94 | NAME
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AT 1o SERIES 1, 14—7, CMC
2 PLC + —
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PIN HSG:TERMOPLASTIC, BLACK
SEAL: FLUOROCARBON ELASTOMER
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