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OBSOLETE

 MATERIAL:
    SMOOTHBORE SMPM CONNECTOR BODY & CENTER CONTACT - BERYLLIUM COPPER, 
    ALLOY UNS C17300 CONDITION TDO4, PER ASTM B196
    INSULATORS - TEFLON (PTFE) ROD, PER ASTM D 1710
    MODULE BODY - STAINLESS STEEL, PER UNS 30300
    SLOTTED SPRING PIN - NICKEL STAINLESS STEEL

 FINISH:
    MODULE BODY, CONNECTOR BODIES AND CENTER CONTACTS - GOLD PLATE OVER NICKEL
    SLOTTED SPRING PIN - PASSIVATED

 FINISH:
    MODULE BODY, OSSM CONNECTOR & SLOTTED SPRING PIN - PASSIVATED
    SMOOTHBORE SMPM CONNECTOR BODY & CENTER CONTACT - GOLD PLATED OVER NICKEL

 SMPM MALE SMOOTH BORE INTERFACE PER MIL-STD-348, EXCEPT AS NOTED   
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SCALE  5:1 OSMM SERIES
 FEMALE RECEPTACLE
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