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1. DWV RATING 7/25VAC @ SEA LEVEL
2. WORKING TEMPERATURE: —55C ~ +4+125C
& MATERIAL:
CONTACT : COPPER ALLOY
SHELL . COPPER ALLOY
INSULATOR : PEEK
O RING - SILICON RUBBER
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A FINISH POLARIZATION TERMINATION N d L T THREAD D SHELL SIZE NUMBER A
5. WATER PROOF: 1M IMMERSION
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