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CONTACTS (78 REQD)
MATERIAL: BERYLLIUM COPPER
FINISH: GOLD PLATED PER MIL—-G—45204 OVER
COPPER PLATE PER MIL—C—14550
RECEPTACLE SHELL BUSHING (2 REQD)
MATERIAL: BRASS MATERIAL: COPPER ALLOY
FINISH: GOLD PLATED FINISH: GOLD PLATED PER MIL—G—45204 OVER
COPPER PER MIL—C—14550
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PLUG SHELL
MATL: BRASS
AMP, DATE CODE, & PART NO: FINISH: GOLD PLATED
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