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1. INNER BOX DIMENSION: 340mmX243mmX111Tmm

DC POWER PLUG CONNECTOR 2. SHIPPING BOX DIMENSION: 505mmX350mmX248mm
TE Péﬁ; [Pl 3. EU ROHS—RELATED RESTRICTED SUBSTANCE SPEC IN HOMOGENEOUS
MATERIAL REFER TO TEC—138-702 REV.G:

P LEAD < 1000PPM, CADMIUM < 100PPM, MERCURY < 1000PPM
a ~N CHROMIUM VI < 1000PPM, PBB <1000PPM, PBDE < 1000PPM
< } ) 4. HALOGEN FREE SPEC:

N 4 CHLORINE (Cl): 900 ppm MAX.

BROMINE (Br): 900 ppm MAX.

CHLORINE (CI) + BROMINE (Br): 1500 ppm MAX.
A\ PRODUCT SPEC:

108—99035 FOR 7A CURRENT RATING.

108—99040 FOR 10.7A CURRENT RATING.
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