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2. CONFORMS TO THE REQUIREMENTS OF TE PRODUCT
SPECIFICATION, 108-2375; BASED ON TELCORDIA
GR-1217-CORE FOR SYSTEM QUALITTY LEVEL I,
APPLICATIONS |IN CONTROLLED ENVIRONMENTS
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SEE TE PRODUCT SPECIFICATION [108-2375 FOR
TEST SEQUENCES.

ZL ROWS GA THRU GE (SHOWN DARKENED) ARE TYPICALLY
USED AS GROUNDS.
[ SOMETRIC VIEWS

SCALE 31| ZL SPECIFITED POSITTIONAL TOLERANCE DEFINES HOLE TO
HOLE LOCATION WITHIN HOLE PATTERN. POSITIONAL
TOLERANCE OF HOLE PATTERN TO FIDUCIAL MARKS
OrR PCB DATUMS SHALL BE DEFINED BY CUSTOMER,

Zl AREA RESERVED FOR TE CONNECTIVITY LOGO.

Zl AREA RESERVED FOR PART NUMBER (X-XXXXXXX-X) AND
DATE CODE (CYYWW) .

/I\ USE CENTERLINES INDICATED ON PCB HOLE PATTERN
43.20 TO ESTABLISH AL IGNMENT BETWEEN HEADER AND
505 [TION GF |3 RECEPTACLE BOARDS.

Ak PLATED THROUGH HOLE REQUIREMENTS:
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COPPER PLATING THICKNESS = 0.038£0.013

— ' ' ' ' ' ' S CALCULATED FINISHED HOLE SIZE = @0.34440.039
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