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MINIMUM BOARD
THICKNESS

1.00

TYP

1.35

 MATERIAL:
    HOUSING: LCP, GLASS FILLED, UL94V-0.
    TERMINALS: HIGH PERFORMANCE COPPER ALLOY. 

 FINISH:
    30µ" MIN GOLD IN CONTACT AREA. SELECTIVE TIN
    ON PCB TAILS, NICKEL OVERALL.

 3. SCREWS PACKAGED IN END OF PACKAGING TUBE.

 FOR GROUNDED GUIDE PIN USE �n�3.56�#�0.08 PTH,
    �n�3.66 DRILL, AND �n�6.5 PAD.

 5. KEYING PIN SHOWN IN POSITION A, SEE KEYING CHART
   ON SHEET 2 FOR OTHER POSITIONS.
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PART NUMBER DIM MKEY POSITIONFINISH

2149988 -14.5-2

2149988 -24.9-2

2149988 -35.5-2

1- 2149988 -14.5A2

1- 2149988 -24.9A2

1- 2149988 -35.5A2

2- 2149988 -14.5B2

2- 2149988 -24.9B2

2- 2149988 -35.5B2

3- 2149988 -14.5C2

3- 2149988 -24.9C2

3- 2149988 -35.5C2

4- 2149988 -14.5D2

4- 2149988 -24.9D2

4- 2149988 -35.5D2

5- 2149988 -14.5E2

5- 2149988 -24.9E2

5- 2149988 -35.5E2

6- 2149988 -14.5F2

6- 2149988 -24.9F2

6- 2149988 -35.5F2

7- 2149988 -14.5G2

7- 2149988 -24.9G2

7- 2149988 -35.5G2

8- 2149988 -14.5H2

8- 2149988 -24.9H2

8- 2149988 -35.5H2
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