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NOTES:

 TO DETERMINE DIMENSIONS TAKE N = NO. OF POS.
     FOR EXAMPLE: 10 POS.: N x 2,54 = 25,4 mm
     FOR ORDER NO. USE BASIC NO. + NO. OF POS. 
     FOR EXAMPLE:  2 POS.=   215298-2  (SHORTEST VERSION)
                         36 POS.= 3-215298-6  (LONGEST VERSION)

  .  HOUSING MATERIAL: PBT BLACK GLASS FILLED, UL 94V-0.
     CONTACT MATERIAL: PHOSPHOR BRONZE.

  .  PLATING: 2,5µm-4.0µm TIN OVER MIN 0.5µm NICKEL

 4.  MATES WITH 0,63 SQUARE/ROUND MODU POSTS.

 CONTACT-POINT.

 6.  RECOMMENDED P.C.BOARD-THICKNESS: 1,6mm.

 PC-BOARD RETENTION FEATURE.

 8.  HV100 CONNECTOR PACKED IN ANTISTATIC BLISTER TRAY

 9.  RETENTION FORCE MUST BE MINIMUM 5N PER CONTACT
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