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CAGE ASSEMBLY: O.25mm THICK NICKEL SITLVER ALLOY.
HEATSINK/LIGHTPIPE CLIP: STAINLESS STEEL

LIGHT PIPE: POLYCARBONATE, CLEAR

HEATSINK: ALUMINUM

/2\ FINISH:

SPRINGS: MINIMUM OF O0.8um TIN PLATE OVER A MINIMUM OF O0.8um NICKEL UNDERPLATE.
NON-PLATED EDGES PERMISSIBLE.

HEATSINK/LIGHTPIPE CLIP: PASSIVATE

HEATSINK: ANODIZED BLACK

g
g
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3. MATES WITH SFP MSA COMPLTANT TRANSCEIVERS.

Zl PADS AND VIAS CHASSIS GROUND.

| ; ‘ oO. INTERPRETATION OF DATUM REFERENCE FRAME IN ACCORDANCE WITH SECT 4.4.1.1 OF ASME
% Y14.5M-1994.

Zl MINIMUM PC BOARD THICKNESS:

§ ; SINGLE SIDED = T .50mm
’ ; ’ DOUBLE SIDED = 2.25mm
C ) . ) L ) | . ) . ) | ( ) ZXSHOLE PATTERN REPEATS FOR EACH PORT. SPACING BETWEEN PORTS IS 14.25mm.
| g AAk DATUM AND BASIC DIMENSION ESTABLISHED BY CUSTOMER.
o : : S
| ZL REFERENCE APPLICATION SPEC. 114-13120, HOLE A, FOR RECOMMENDED DRILL HOLE DIAMETER
| AND PLATING THICKNESS.
,Jf TL
‘ ‘ il REFERENCE APPLICATION SPEC. 114-13120, HOLE B, FOR RECOMMENDED DRILL HOLE DIAMETER
AND PLATING THICKNESS.
1. CERTAIN MATING TRANCEIVERS MAY REQUIRE ADDITIONAL PCB THICKNESS
THAT WOULD BE DETERMINED BY THE CUSTOMER.
2. PRODUCT COMPLIES WITH SPECIFICATION SFF-8433 IMPROVED PLUGGABLE FORM FACTOR FOR
SFP+ GANGED CAGES.
ii DIMENSTION APPLIES AFTERWARDS INSERTION OF SFP MODULE .
— 5% 14 25 —=— lil PACKAGED AS A COMPLETE ASSEMBLY.
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