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COMPONENTS
CAGE ASSEMBLY: NICKEL-SITLVER ALLOQY
EMT SPRING: COPPER ALLOY/NICKEL PLATE
ZL REFERENCE APPLICATION SPECIFICATION [14-32023
FOR RECOMMENDED DRILL HOLE DIAMETER AND
PLATING THICKNESS
2170737-1 -4 AS SHOWN /A DATUM AND BASIC DIMENSION ESTABLISHED BY CUSTOMER
SCALE 2] /N DATE CODE (YYWWD) MARKED APPROXIMATELY AS SHOWN.
5. MATES WITH QSFPZ28 MSA COMPATIBLE TRANSCEIVER.
o . MINIMUM PC BOARD THICKNESS: SINGLE SIDED: .57 MIN
DOUBLE SIDED: 2.20 MIN
. DATUM | -A-| IS TOP SURFACE OF THE HOST BOARD.
Ai THESE HOLES ARE OPTIONAL WHEN THE REAR PINS ARE REMOVED.
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