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-1 DESCRIPTION MATERIAL FINISH

1 HOUSING LCP GF UL94V-0 NOT APPLICABLE

4 CONTACT POWER TAB, SOLDER COPPER ALLOY 3,0 µm Ag MIN ALL OVER.

1 SHIELD COPPER ALLOY PLATING: Sn OVER Ni

1 PICK&PLACE ADAPTOR / PROTECTION CAP POLYAMIDE NOT APPLICABLE

PARTNUMBER 2173211-2 AS SHOWN

OTHER DIMENSIONS, REFER TO OTHER VIEWS

SEE DETAIL  A RECOMMENDED PCB LAY-OUT
(MOUNTING SIDE)

DETAIL  A
SCALE  10:1

SOLDER TERMINATION AREA FOR POWER AND
SHIELDING CONTACTS RECOMMENDED PRINTED CIRCUIT HOLE

MATING SURFACE

PARTNUMBER 2173211-1 AS SHOWN

SCALE  4:1
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 2173211-x(x=1,2,3...)

 YYWW

A

1


	Sheet 1
	Views
	new_view_13
	right_14
	A
	new_view_102
	bottom_103
	right_104
	right_105
	new_view_108
	bottom_120
	new_view_122



