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TCPN CATALOGUE NUMBER PART DESCRIPTION PART STATUS TCPN CATALOGUE NUMBER PART DESCRIPTION PART STATUS
2176388~ RA73C2B10RBTD RA 1206 10R 0.19% 10PPM 5K RL PRODUCTION 3-2176388-4 RA73C2BZ22R1BTD RQ 1206 22R1 0.1% 10PPM 5K RL PRODUCTION
2176388-2 RQ73C2B10RZBTD RQ 1206 10R2 0.1% 10PPM 5K RL PRODUCTION 3-2176388-5 RA73C2B2ZR6BTD RQ 1206 22R6 0.1% 10PPM 5K RL PRODUCTION
2176388-3 RQA73C2B10RSBTD RQ 1206 10R5 0.1% 10PPM 5K RL PRODUCTION 3-2176388-6 RA73C2B23RZBTD RA 1206 23R2 0.1% 10PPM 5K RL PRODUCTION
2176388-4 RA73C2B10RTBTD RQ 1206 10R7 0.1% 10PPM 5K RL PRODUCTION 3-2176388-7 RQ73C2BZ23R7BTD RQ 1206 23R7 0.1% 10PPM 5K RL PRODUCTION
2176388-5 RQA73C2B1MRBTD RQ 1206 1R 0.1% 10PPM 5K RL PRODUCTION 3-2176388-8 RQA73C2B24R3BTD RQ 1206 2LR3 0.1% 10PPM 5K RL PRODUCTION
2176388-6 RU73C2BMR3BTD RU 1206 1MR3 0.1% 10PPM 5K RL PRODUCTION 3-2176388-9 RA73C2BZ24LR9BTD RA 1206 24R9 0.1% 10PPM 5K RL PRODUCTION
2176388-7 RQ73C2B1MRS5BTD RQ 1206 11R5 0.1% 10PPM 5K RL PRODUCTION L-2176388-0 RQA73C2B25R5BTD RQ 1206 25R5 0.1% 10PPM 5K RL PRODUCTION
2176388-8 RQ73CZ2B1REBTD RQ 1206 1MR8 0.1% 10PPM 5K RL PRODUCTION L-72176388-1 RQA73C2BZ26R1BTD RQ 1206 26R1 0.1% 10PPM 5K RL PRODUCTION
2176388-9 RU73C2B12R1BTD RA 1206 12R1 0.1% 10PPM 5K RL PRODUCTION L-2176388-7 RA73C2BZ26RTBTD RA 1206 26R7 0.1% 10PPM 5K RL PRODUCTION
1-2176388-0 ROA73C2B12RLBTD RQ 1206 12R4 0.19% 10PPM 5K RL PRODUCTION L-2176388-3 RA73C2B2TRLBTD RQ 1206 277R4 0.1% 10PPM 5K RL PRODUCTION
1-2176388-1 RA73C2B12RTBTD RQ 1206 12R7 0.1% 10PPM 5K RL PRODUCTION L-2176388-4 RU73C2B28RBTD RU 1206 28R 0.1% 10PPM 5K RL PRODUCTION
1-2176388-2 RA73C2B13RBTD RA 1206 13R 0.1% 10PPM SK RL PRODUCTION L-2176388-5 RA73C2B28RTBTD RA 1206 28R7 0.1% 10PPM 5K RL PRODUCTION
1-2176388-3 RQ73C2B13R3BTD RQ 1206 13R3 0.1% 10PPM 5K RL PRODUCTION L-2176388-6 RA73C2BZ29R4LBTD RQ 1206 29R4 0.1% 10PPM 5K RL PRODUCTION
1-2176388-4 RQA73C2B13RTBTD RU 1206 13R7 0.1% 10PPM 5K RL PRODUCTION L-2176388-7 RA73C2B30RIBTD RA 1206 30R1T 0.1% 10PPM 5K RL PRODUCTION
1-2176388-5 RA73C2B1LRBTD RQ 1206 14R 0.1% 10PPM 5K RL PRODUCTION L-2176388-8 RQ73C2B30RIBTD RQ 1206 30R9 0.1% 10PPM 5K RL PRODUCTION
1-2176388-6 RQA73C2B14R3BTD RQ 1206 14R3 0.1% 10PPM 5K RL PRODUCTION 4L-72176388-9 RA73CZB31MR6BTD RQ 1206 31R6 0.1% 10PPM 5K RL PRODUCTION
1-2176388-7 RA73C2BILRTBTD RA 1206 14R7 0.1% 10PPM 5K RL PRODUCTION 5-2176388-0 RA73C2B32R4BTD RA 1206 32R4 0.1% 10PPM 5K RL PRODUCTION
1-2176388-8 RQA73C2B15RBTD RQ 1206 15R 0.1% 10PPM 5K RL PRODUCTION 5-2176388-1 RA73C2B33R2BTD RQ 1206 33RZ2 0.1% 10PPM 5K RL PRODUCTION
1-2176388-9 RQA73C2B15RLBTD RU 1206 15R4 0.1% 10PPM 5K RL PRODUCTION 5-2176388-2 RA73C2B3LRBTD RU 1206 34R 0.19% 10PPM 5K RL PRODUCTION
2-21176388-0 RQA73C2B15REBTD RU 1206 15R8 0.1% 10PPM 5K RL PRODUCTION 5-2176368-3 RA73C2B3LREBTD RA 1206 34R8 0.1% 10PPM 5K RL PRODUCTION
2-2176388-1 RQA73C2B16R2BTD RQ 1206 16R2 0.1% 10PPM 5K RL PRODUCTION 5-2176388-4 RQA73C2B35RTBTD RQ 1206 35R7 0.1% 10PPM 5K RL PRODUCTION
2-2116388-2 RQA73C2B16R5BTD RU 1206 16R5 0.1% 10PPM 5K RL PRODUCTION 5-2176388-5 RA73C2B36R5BTD RA 1206 36R5 0.19% 10PPM 5K RL PRODUCTION
2-2176388-3 RA73C2B16R9BTD RQ 1206 16R9 0.1% 10PPM 5K RL PRODUCTION 5-2176388-6 RQ73C2B37RLBTD RQ 1206 37RL 0.1% 10PPM 5K RL PRODUCTION
2-2176388-4 RQA73CZBT/RLBTD RQ 1206 17/R4 0.1% 10PPM 5K RL PRODUCTION 5-2176388-7 RQA73C2B38R3IBTD RQ 1206 38R3 0.1% 10PPM 5K RL PRODUCTION
2-2176388-5 RA73C2BT7RBBTD RQ 1206 17R8 0.1% 10PPM 5K RL PRODUCTION 5-2176388-8 RA73C2B39RZBTD RA 1206 39R2 0.1% 10PPM 5K RL PRODUCTION
2-2176388-6 RQA73C2B18R2BTD RQ 1206 18R2 0.1% 10PPM 5K RL PRODUCTION 5-2176388-9 RA73C2BLOR2BTD RQ 1206 4O0RZ2 0.1% 10PPM 5K RL PRODUCTION
2-2176388-7 RA73C2B18RTBTD RQ 1206 18R7 0.1% 10PPM 5K RL PRODUCTION 6-2176388-0 RA73C2BLIRZ2BTD RQ 1206 L1RZ2 0.1% 10PPM 5K RL PRODUCTION
2-21716388-8 RU73C2B19RIBTD RU 1206 19R1 0.1% 10PPM 5K RL PRODUCTION 6-2176386-1 RA73C2BL2RZBTD RA 1206 L2R2 0.1% 10PPM 5K RL PRODUCTION
2-2176388-9 RQA73C2B19RE6BTD RQ 1206 19R6 0.1% 10PPM 5K RL PRODUCTION 6-2176388-2 RQ73C2BL3RZBTD RQ 1206 L43R2 0.1% 10PPM 5K RL PRODUCTION
3-2176388-0 RA73C2B20RBTD RA 1206 20R 0.1% 10PPM 5K RL PRODUCTION 6-2176388-3 RAT73C2BLLRZBTD RA 1206 L4LRZ2 0.1% 10PPM 5K RL PRODUCTION
3-2176388-1 RQ73C2BZ20R5SBTD RQ 1206 20R5 0.1% 10PPM 5K RL PRODUCTION 6-2176388-4 RQA73C2BLSRIBTD RQ 1206 L5R3 0.1% 10PPM 5K RL PRODUCTION
3-2176388-2 RQA73CZ2BZ2IRBTD RQ 1206 21R 0.1% 10PPM 5K RL PRODUCTION 6-21716388-5 RA73CZ2BLORLBTD RQ 1206 46R4 0.1% 10PPM 5K RL PRODUCTION
3-2176388-3 RQA73C2B21RSBTD RU 1206 271R5 0.1% 10PPM 5K RL PRODUCTION 6-2176388-6 RA73C2BLTRSBTD RA 1206 LIRS 0.1% 10PPM 5K RL PRODUCTION
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6-2176388-7 RQT73C2BLBRTBRTD RQ 1206 48R7 0.1% 10PPM 5K RL PRODUCTION
6-2176388-8 RU73C2BLIOROBTD RU 1206 49R9 0.1% 1T0PPM 5K RL PRODUCTION
6-2176388-9 RA73C2B51RIBTD RQ 1206 51R1 0.1% 10PPM 5K RL PRODUCTION
7-2176388-0 RQ73C2B52R3IBTD RQ 1206 52R3 0.1% 10PPM 5K RL PRODUCTION
1-2176388-1 RAU73C2B53R6BTD RU 1206 53R6 0.1% 10PPM 5K RL PRODUCTION
1-2176388-2 RQ73C2B54R9BTD RQ 1206 54R9 0.1% 10PPM 5K RL PRODUCTION
71-2176388-3 RQ73C2B56RZBTD RQ 1206 56R2 0.1% 10PPM 5K RL PRODUCTION
T7-2176388-4 RA73C2B5T7R6BTD RU 1206 57R6 0.1% 10PPM SK RL PRODUCTION
1-2176388-5 RQ73C2B59RBTD RQ 1206 59R 0.19% 10PPM 5K RL PRODUCTION
7-2176388-6 RU73C2B60RLBTD RU 1206 60RL 0.1% 10PPM 5K RL PRODUCTION
1-2176388-7 RQ73C2B6TROBTD RQ 1206 61R9 0.1% 10PPM 5K RL PRODUCTION
7-2176388-8 RQ73C2B63RLBTD RQ 1206 63RL 0.1% 10PPM 5K RL PRODUCTION
7-2176388-9 RAU73C2B6LRIOBTD RU 1206 64R9 0.1% 10PPM 5K RL PRODUCTION
8-2176388-0 RQ73C2B66REBTD RQ 1206 66R5 0.1% 10PPM 5K RL PRODUCTION
8-2176388-1 RQ73C2B6BRIBTD RQ 1206 68R1T 0.1% 10PPM 5K RL PRODUCTION
8-2176388-2 RU73C2B69REBTD RU 1206 69R8 0.1% 1T0PPM 5K RL PRODUCTION
8-2176388-3 RQA73C2B71R5BTD RQ 1206 71R5 0.1% 10PPM 5K RL PRODUCTION
8-2176388-4 RA73C2B73RZ2BTD RQ 1206 73R2 0.1% 10PPM 5K RL PRODUCTION
8-2176388-5 RA73C2B75RBTD RA 1206 75R 0.1% 10PPM 5K RL PRODUCTION
8-2176388-6 RQ73C2BT6RBRTD RQ 1206 76R8 0.1% 10PPM 5K RL PRODUCTION
8-2176388-7 RAU73C2BT78RTBTD RU 1206 T78R7 0.1% 10PPM 5K RL PRODUCTION
8-2176388-8 RQ73C2BBORGRTD RQ 1206 80R6 0.1% 10PPM 5K RL PRODUCTION
8-2176388-9 RQ73C2BBZR5BTD RQ 1206 82R5 0.1% 10PPM 5K RL PRODUCTION
9-2176388-0 RA73C2BBLR5BTD RU 1206 84R5 0.1% 10PPM SK RL PRODUCTION
9-2176388-1 RQ73C2BBORGRTD RQ 1206 86R6 0.1% 10PPM 5K RL PRODUCTION
9-2176388-2 RU73C2R88RT7BTD RU 1206 88R7 0.1% 10PPM 5K RL PRODUCTION
9-2176388-3 RU73C2BI0R9BTD RU 1206 90R9 0.1% 10PPM 5K RL PRODUCTION
9-2176388-4 RQA73C2B93RIBTD RQ 1206 93R1 0.1% 10PPM 5K RL PRODUCTION
9-2176388-5 RU73C2B95R3BTD RU 1206 95R3 0.1% 10PPM 5K RL PRODUCTION
9-2176388-6 RQ73C2BITRO6RTD RQ 1206 97R6 0.1% 10PPM 5K RL PRODUCTION
9-2176388-7 RQ73C2B100RBTD RQ 1206 100R 0.1% 10PPM 5K RL PRODUCTION
9-2176388-8 RU73C2B102RBTD RQ 1206 102R 0.1% 10PPM 5K RL PRODUCTION
9-2176388-9 RQ73C2B105RBTD RQ 1206 105R 0.1% 10PPM 5K RL PRODUCTION
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