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SCHEDULE
TCPN CATALOGUE NUMBER PART DESCRIPTION PART STATUS

2176547-1 CBT50K1R0 CBT 1/2 10% 1R0 PRODUCTION

2176547-2 CBT50K1R5 CBT 1/2 10% 1R5 PRODUCTION

2176547-3 CBT50K2R2 CBT 1/2 10% 2R2 PRODUCTION

2176547-4 CBT50K3R3 CBT 1/2 10% 3R3 PRODUCTION

2176547-5 CBT50K4R7 CBT 1/2 10% 4R7 PRODUCTION

2176547-6 CBT50K6R8 CBT 1/2 10% 6R8 PRODUCTION

2176547-7 CBT50K10R CBT 1/2 10% 10R PRODUCTION

2176547-8 CBT50K15R CBT 1/2 10% 15R PRODUCTION

2176547-9 CBT50K22R CBT 1/2 10% 22R PRODUCTION

1-2176547-0 CBT50K27R CBT 1/2 10% 27R PRODUCTION

1-2176547-1 CBT50K33R CBT 1/2 10% 33R PRODUCTION

1-2176547-2 CBT50K47R CBT 1/2 10% 47R PRODUCTION

1-2176547-3 CBT50K56R CBT 1/2 10% 56R PRODUCTION

1-2176547-4 CBT50K68R CBT 1/2 10% 68R PRODUCTION

1-2176547-5 CBT50K150R CBT 1/2 10% 150R PRODUCTION

1-2176547-6 CBT50K220RB CBT 1/2 10% 220R BULK PRODUCTION

1-2176547-7 CBT50K330R CBT 1/2 10% 330R PRODUCTION

1-2176547-8 CBT50K390R CBT 1/2 10% 390R PRODUCTION

1-2176547-9 CBT50K470R CBT 1/2 10% 470R PRODUCTION

2-2176547-0 CBT50K820R CBT 1/2 10% 820R PRODUCTION

2-2176547-1 CBT50K1K0 CBT 1/2 10% 1K0 PRODUCTION

2-2176547-2 CBT50K1K5 CBT 1/2 10% 1K5 PRODUCTION

2-2176547-3 CBT50K2K2 CBT 1/2 10% 2K2 PRODUCTION

2-2176547-4 CBT50K4K7 CBT 1/2 10% 4K7 PRODUCTION

2-2176547-5 CBT50K6K8 CBT 1/2 10% 6K8 PRODUCTION

2-2176547-6 CBT50K10K CBT 1/2 10% 10K PRODUCTION

2-2176547-7 CBT50K22K CBT 1/2 10% 22K PRODUCTION

2-2176547-8 CBT50K33K CBT 1/2 10% 33K PRODUCTION

2-2176547-9 CBT50K47K CBT 1/2 10% 47K PRODUCTION

3-2176547-0 CBT50K68K CBT 1/2 10% 68K PRODUCTION
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