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TCPN Caftalogue Number Part Description Part Stfafus
2176675-1 CJBT000LRT) CJB 1000W 5% 4R7 Lead Production
21716625-7 CJB1000J6RE CJB 1000W 5% 6R8 Lead Production
2176675-3 CJBT1000J10RJ CJB 1000W 5% 10R Lead Production
2176675-L4 CJB1000J15RJ CJB 1000W 5% 15R Lead Production
2176675-5 CJB1000J22R CJB 1000W 5% 27R lead Production
2176675-6 CJB1000J33RJ CJB 1000W 5% 33R Lead Production
21716625-7 CJBT1000JLTR CJB 1000W 5% 47R Lead Production
21716625-8 CJB1000J68RJ CJB 1000W 5% 68R Lead Production
2176675-9 C JBT1000J100R ) CJB 1000W 5% 100R Lead Production
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