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TCPN Catalogue Number Part Descripfion Part Status
2176627~ CJBILT75J4RT ] CJB 14L75W 5% 4R7 Lead Production
21766727-7 CJRI1LT5J6R8) CJB 1475W 5% 6R8 Lead Production
217667277-3 CJB1475J10R ) CJB 1475W 5% 10R Lead Production
217667714 CJR1475J15R ) CJBR 14775W 5% 15R Lead Production
21766727-5 CJBI1LT75J727R ) CJB 1L75W 5% 727R Lead Production
217166276 CJBI1L75J33R) CJB 1L75W 5% 33R Lead Production
2176672717 CJRILTS LR CJB 14775W 5% L4/R Lead Production
2176627-8 CJB1475J68R)J CJB 1L75W 5% 68R Lead Production
2176677-9 CJBI1LT75J100R J CJB 1475W 5% 100R Lead Production
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