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NOTES
 
1) THE PRODUCT IS SUPPLIED WITH LEVER IN CLOSED POSITION
 
2) INTERFACE DRAWING SEE 114-32231 
 
   NUMBER 26+26 CAVITIES SUITABLE FOR MICRO QUADLOCK SYSTEM FEMALE CONTACTS
   P.N. 928999-1 WIRE RANGE 0.25-0.35 mm²,INSULATOR RANGE �n�1.15-1.6
   P.N. 963715-1 WIRE RANGE 0.50-0.75 mm²,INSULATOR RANGE �n�1.7-1.9,FOR SELECTION 
   MAXIMUM 25% OF ALL CONTACTS
 
4) SUITABLE MQS SOCKET HOUSING P.N. 1-968326-1 26POS. AND 2-968326-1 26POS.
 
5) ITEM 1 AND 2 ASSEMBLY TOGETHER, ASSEMBLY PART AND ITEM 3,4 ARE SUPPLIED 
   IN KIT WITH EQUIVALENT QUANTITY IN A BOX

PART LIST

DIMENSION FOR LEFT SIDE HOUSING
COLOR BLACK-POS. 27-52 - ITEM 3

DIMENSION FOR RIGHT SIDE HOUSING
COLOR GREY-POS. 1-26 - ITEM 4

FOR MISSING DIMENSIONS SEE LEFT SIDE HOUSING DRAWING

MECHANICAL CODING DIMENSIONS
P.N. 2209477-1, COLOR - BLACK 

MECHANICAL CODING DIMENSIONS
P.N. 2209477-2, COLOR - BLUE 

P/N 2209477-1 AS SHOWN

1

4

3

MECHANICAL CODING DIMENSIONS
P.N. 2209477-3, COLOR - GREY

LEVER IN CLOSED 
POSITION

2

LEVER IN OPENED
POSITION
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NOTES
 
   THE PRODUCT IS SUPPLIED WITH LEVER IN CLOSED POSITION
 
2) THE PRODUCT IS SUITABLE FOR MATING WITH INTERFACE 114-160058:
 
   NUMBER 26+26 CAVITIES SUITABLE FOR MICRO QUADLOCK SYSTEM FEMALE CONTACTS
   P.N. 928999 WIRE RANGE 0.25-0.35 mm²,INSULATOR RANGE �n�1.15-1.6
   P.N. 963715 WIRE RANGE 0.50-0.75 mm²,INSULATOR RANGE �n�1.7-1.9,FOR SELECTION 
   MAXIMUM 25% OF ALL CONTACTS, REFER TO SHEET 1
 
4) SUITABLE MQS SOCKET HOUSING P.N. 1-968326-1 26POS. AND 2-968326-1 26POS.
   REFER TO SHEET 1
 
5) ITEM 5 AND 6 ASSEMBLY TOGETHER, ASSEMBLY PART AND ITEM 3,4 ARE SUPPLIED 
   IN KIT WITH EQUIVALENT QUANTITY IN A BOX

LEVER IN OPENED POSITION

LEVER IN CLOSED POSITION
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