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‘ 1. USE INSTRUCTION SHEET 408-9088 ‘
/N SPECIAL USE OF PRO—CRIMPER HAND TOOL
AND DIE, USE RG—59 SQUARE CRIMP ON THE
‘ eoe CENTER CONTACT AND RG-58 ROUND CRIMP ‘
D ON THE FERRULE D
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‘ c RECOMMENDED STRIP LENGTH c‘
‘ N OBSOLETE | RG—59 TYPE,C.C=.031_DIA,CAROL_COLUMBIA,C1103 27.69 [1.090] 044 240 3549401 58536—1 - - 9-50428—0 1-221182-0 221184-2 9-221185-4 ‘
OBSOLETE | RG—179/U,179A/U,1798/V,187/U,187A/U 28.96 [1.140] 044 .104/.170 3549401 3184512 227194-2 2220014 9—328666—0 1-221182-2 221184-3 9-221185-3
‘ OBSOLETE | RG—6/U,6A/U 37.85 [1.490 044 .330 3549401 58538—1 = = 9-51713-1 1-221182-0 221184-5 9-221185-2 ‘
0 RG—59,/U,59A/U,598/U 27.69 [1.090 044 240 3549401 58536—1 - - 9-50428-0 221182-2 221184-2 9-221185—1
OBSOLETE | BELDEN 9248 27.69 [1.090 044 .265 354940—1 58536—1 - - 9-50427-0 221182-8 221184—1 9-221185-0
‘ BELDEN 643948 29.72 [1.170 044 .240 354940—1 58435—1 - - 9-221132-0 1-221182-0 221184-8 3-221185-6 ‘
[OBSOLETE | BELDEN 633938 27.69 [1.090 044 .265 354940—1 58536—1 - - 9-50428-0 221182-8 221184—1 3-221185-5
C&M 17189 28.96 [1.140 044 .104/.170 354940—1 318451-2 414932-2 - 9-328666-0 1-221182-6 221184-3 3-221185-4
‘ [OBSOLETE | BELDEN 88281 27.69 [1.090 .044 .330 3549401 58538—1 = - 9-221132-2 1-221182-0 2211841 3-221185-3 ‘
COMSCOPE _F59 HEC—2 28.96 [1.140 044 265 3549401 585361 = - 9-50427-0 1-221182-0 221184-2 3-221185-1
[OBSOLETE |3\ — — — _ = — — — — — — 3-221185-0
COMM/SCOPE_S59HEC 28.96 [1.140 044 .265 354940—1 58536—1 - - 9-50427-0 221182-2 221184-6 2-221185-9
/2 OBSOLETE | MADISCN 9292, 9296 OR MONTROSE 8686, B687 28.96 [1.140 N 584331 58435—1 - - 9-50427-1 221182-2 221184—7 2-221185-8
[ OBSOLETE | RG—59 TYPE,C.C=.031 DIA,CAROL COLUMBIA,C1103 27.69 [1.090 044 .240 354940—1 585361 - - 9-50428-0 1-221182-0 221184-2 2-221185-7
BELDEN 8281, 9231 31.75 [1.250 044 .330 3549401 58538—1 - - 9-50427-2 1-221182-0 221184-4 2-221185-6
B [OBSOLETE |2\ MADISON 9292, 9296 OR_MONTROSE 8686, 8687 28.96 [1.140 - - 584331 58435-1 = = 9-50427-1 221182-2 221184—7 2-221185-5 B ‘
[OBSOLETE | C&M CABLE 25785 28.96 [1.140 = - 3549401 58304—4 - - 3-328666—6 221182-4 221184-6 2-221185-4
MONTROSE CBL8196 28.96 [1.140 044 NOT ROUND 354940—1 58174—1 - - 9-329461-2 221182-2 221184-3 2-221185-3
‘ [OBSOLETE | ERICSSON TZC 28.96 [1.140 - - 3549401 58304-3 - - 414506—3 1-221182-2 221184-3 2-221185-2 ‘
[ OBSOLETE | CUSTOM CABLE (JOD=.105, DOD=.062, COD=.015) 28.96 [1.140 044 104/.170 354940—1 318451-2 227194-2 222001-4 9-328666-0 221182-6 221184-3 2-221185-0
[SUPERSEDED BY 221185-5| GEPCO VP6000 30.20 [1.189 — 30.20 [1.189] 354940—1 220189—7 — — 9-221132-2 1-221182-0 221184—4 1-221185-9
‘ AT&T 735A 28.96 [1.140 044 NOT ROUND 3549401 58174—1 - - 9-328666-2 221182-6 221184-3 1-221185-8 ‘
[OBSOLETE | R6—6 TYPE 37.85 [1.490 = = 3549401 2201897 - - 9-51713-1 1-221182-6 221184-5 1-221185-7
[SUPERSEDED BY 221185—1| MADISON CABLE TYPE CL2P WITH 18 AWG CENTER CONDUCTOR 27.69 [1.090 = = 3549401 580861 - - 9-50427-0 221182-8 221184—1 1-221185-6
‘ BELDEN 1164A, 1167A 28.45 [1.120 044 NOT ROUND 354940—1 58174—1 - - 9-329461-0 1-221182-6 2211B4-3 1-221185-5 ‘
ETE | AT&T KS 19224 L2 CABLE 28.96 [1.140 = = 3549401 58174—1 227194-2 222001—4 9-328666—2 1-221182-2 2211B4-3 1-221185—4
ASTRO 20-435-B OR 20—405—F 28.96 [1.140 .044 NOT ROUND 3549401 58174—1 227194-2 222001-4 9-329461-0 1-221182-2 221184-3 1-221185-2
‘ ] RG—59/U,59A/U,598/U 27.69 [1.090 044 .240 3549401 58536—1 - - 9-50428-0 221182-2 221184-2 1-221185-1 | ‘
BELDEN 9145 27.69 [1.090 044 .240 3549401 58536—1 - - 9-50428-1 1-221182-0 221184-2 1-221185-0
RG—59 TYPE,C.C=.031 DIA,CAROL COLUMBIA,C1103 27.69 [1.090 044 .240 3549401 58536—1 = = 9-50428-0 1-221182-0 221184—2 221185-9
‘ RG—179/U,179A/U,1798/U,187/U,187A/U 28.96 [1.140 044 .104/.170 354940—1 318451-2 227194-2 222001—4 9-328666—0 1-221182-2 221184-3 221185-8
[OBSOLETE | RG—6/U,6A/U 37.85 [1.490 044 .330 354940—1 58538-1 - - 9-51713—1 1-221182-0 221184-5 221185-7
[OBSOLETE | TIMES RG—59/U DOUBLE BRAID WITH .270 0.D. 27.69 [1.090 - - 354940—1 580861 - - 9-50427-0 221182-2 221184-2 221185-6
BELDEN 8281, 8281F, 9231 AND GEPCO VP600Q 31.75 [1.250 044 330 3543401 58538—1 - - 9-221132-2 1-221182-0 221184—4 221185-5
[OBSOLETE | BELDEN 8218 28.45 [1.120 .044 NOT ROUND 3549401 58174—1 - - 9-329461-0 221182-6 221184-3 221185-3 ‘
RG—59/U,59A/U,598/U 27.69 [1.090 044 240 3549401 58536—1 = = 9-50428-0 221182-2 221184—2 221185-2
‘ BELDEN 9248 27.69 [1.090 044 .265 3549401 58536—1 - - 9-50427-0 221182-8 221184—1 221185-1 ‘
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