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7 - GRAY SILICONE O-RING 1 1 1 1 1 1 1 1 1

6 - - CuNiSi GROUND TML FOR T20 SOCKET - - - 1 1 1 - - -

5 - - CuNiSi POSITIVE TML FOR T20 SOCKET - - - 1 1 1 - - -

4 - - CuNiSi POSITIVE TML FOR T20 SOCKET 2 2 2 1 1 1 2 2 2

3 T3(WY21W)

GRAY PA46-GF15 BULB HSG(AMBER SINGLE) - - - - - - - - 1

BLACK PA46-GF15 BULB HSG(AMBER SINGLE) - - - - - - - 1 -

NATURAL PA46-GF15 BULB HSG(AMBER SINGLE) - - - - - - 1 - -

2 T2(W21/5W)

GRAY PA46-GF15 BULB HSG(CLEAR DOUBLE) - - - - - 1 - - -

BLACK PA46-GF15 BULB HSG(CLEAR DOUBLE) - - - - 1 - - - -

NATURAL PA46-GF15 BULB HSG(CLEAR DOUBLE) - - - 1 - - - - -

1 T1(W21W)

GRAY PA46-GF15 BULB HSG(CLEAR SINGLE) - - 1 - - - - - -

BLACK PA46-GF15 BULB HSG(CLEAR SINGLE) - 1 - - - - - - -

NATURAL PA46-GF15 BULB HSG(CLEAR SINGLE) 1 - - - - - - - -
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NOTE
1. GENERAL TOLERANCE : 0.2
2. CHARACTER MUST BE CLEAR AND LEGIBLE
3. MATING PLUG : 1-1718644-1
   SEALING PLUG FOR T1,T3 SOCKET : 967056-1
4. CIRCUIT INFORMATION.
   MAJOR : CIRCUIT No.1
   GROUND : CIRCUIT No.2
   MINOR : CIRCUIT No.3
5. GENERAL TOLERANCE FOR LUG : 0.05, 1
6. MISSING DIMENSION : REFER DIMENSION OF 1-2219370-X

T2 SOCKET : CLEAR DOUBLE

T1 SOCKET : CLEAR SINGLE

T3 SOCKET : AMBER SINGLE

T2 LUG LAYOUT

SCALE 1:2

T1 LUG LAYOUT

SCALE 1:2

T3 LUG LAYOUT
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