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‘ P‘ R ‘ DESCRIPTION ‘ DATE ‘ DWN ‘AFVD ‘
‘ P3 ‘ REV PER ECR-21-103273 "\ISMAYQD?‘\‘ RZ ‘WK
D
0 A RG-58/U, RG—58A/U, RG-58B/U, & RG—58C/U
‘ A RG—-55/U, RG—55A/U, RG—55B/U, & RG—223/U ‘
@ RG—59/U, RG—59A/U, RG—59B/U, RG—62/U, RG—62A/U, & RG—62B/U
‘ /N BELDEN YR—14041 (223 SPECIAL) ‘
A REF A BELDEN 88240, HI-TEMP RG—58C/U, & BERK TEK BDTC 58
‘ °e° N RG—188/U, 316 TYPE, DOUBLE BRAIDED CABLE ‘
7. SEE I.S. 1914—5
‘ OBSOLETE PARTS: OBSOLETE CIS STREAMLINING PER D.RENAUD/D.SINISI ‘
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[SUPERSEDED BY 5225974—1]  /\ 69478—1 [ 39.12 [1.540] — 9-225381-0 1-331369-6 225975-3 9-225974-0
‘ A | 220009-1 [ 37.29 [1.468] 227194—1 9-329049-0 1-331368—2 2259756 1-225974—1 ‘
] [SUPERSEDED BY 225974-1[ A\ 69478—1 | 39.12 [1.540] — 9-228783-0 1-331369-6 225975-3 1-225974-0 [
[oBsoLeTH A\ 69478—1 | 39.12 [1.540] — 9-225382-0 331369 225975-5 225974—7
‘ /A 69477—1 | 37.29 [1.468] — 9-50428-0 2-331368-3 2259754 225974-5 ‘
/o\oBsoLeTd A\ 69478—1 | 39.12 [1.540] — 9-225382—-0 1-331369-6 225975-3 225974-2
/A 69478—1 | 39.12 [1.540] — 9-225381-0 1-331369-6 225975-3 225974—1
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