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‘OBSOLETE H.P. RED TRIAXIAL — 58330—1 694774 C 1.090 1-938013-3 — — 9-329461-0 §9-227322-0 413530—-6 4-227079-0
[OBSOLETE | RG—180/U,180A/U,180B/U & 195/U - 58330—1 69477-4 A | 1.0%0 - = = 9-329461-0 9-221607—4 413530-5 3-227079-7
‘SUPERSEDED BY 8-227079—2|RG—-188 DOUBLE BRAID — 58330—1 694774 A 1.090 — 2271941 — 9-329049-0 §9-227322-0 413530—-6 3—-227079-3
OBSOLETE | BELDEN 9248 - 2202441 2202471 A | 1.0%0 - - = 9-50427-0 1-221607-7 413530-3 3-227079-2
OBSOLETE | BELDEN 9248 = 2202441 2202471 A | 1.050 = = = 9-50427-0 12216078 4135303 32270791
OBSOLETE | BELDEN 9248 & 9114 - 2202441 2202471 A | 1.0%0 - - = 9-50427-0 1-221607-6 4135303 3-227079-0
RG-179/U & 187/U 220217-3 220210-1 220009-5 A | 1.050 = 227194-1 = 9-328666-0 2273224 227074—2 2-227079-2
[SUPERSEDED BY 2-227079-2| RG—179/U & 187/U 2202173 220210-1 220009-5 A | 1.0%0 - 2271941 - 9-328666-0 2273223 4135306 2-227079—1
[SUPERSEDED BY 2-5227079-0| R6—179/U & 187/U 220217-3 220210-1 220009-5 A | 1.0%0 = 2271941 = 9-328666-0 52273221 4135306 2-227079-0
BELDEN 8218 AMPHENOL 21-597 & BELDEN NH SPECIAL - 56330—1 69477—4 A | 1.0%0 - = - 9-329461-0 2-221607-2 4135305 1-227079-9
[SUPERSEDED BY 1-227079—9| BELDEN 8218,AMPHENOL 21-597 & BELDEN NH SPECIAL - 58330—1 694774 A | 1.0%0 - - - 9-329461-0 2-221607—1 4135305 1-227079-8
[OBSOLETE | BELDEN 8218 AMPHENOL 21-597 & BELDEN NH SPECIAL - 58330—1 69477—4 A | 1.090 - - - 9-329461-0 9-221607-3 4135305 1-207079—7
[SUPERSEDED BY 1-5227079—-6| RG—174/U & 188/U 220217-3 220210-1 220009-5 A | 1.0%0 - 2271941 - 9-328666-0 2273228 2270742 1-227079-6
[SUPERSEDED BY 1-227079—6| RG—174/U & 188/U 2202173 220210-1 220009-5 A | 1.090 - 2271941 - 9-328666-0 227322-7 4135306 1-227079-5
OBSOLETE | RG—174/U & 188/U 220217-3 220210-1 2200095 A | 1.090 - 2271941 - 9-328666-0 9-227322-0 4135306 122270794
OBSOLETE | BELDEN 9266 - 220189-5 — A 1.090 — — — 9-50428-0 221607-5 413530—-2 1-227079-3
OBSOLETE |RG—71/U & 71A/U 220217-2 220189-2 2201872 B | 1.090 - - 2274231 1-329460-1 2216078 4135302 12270792
RG—59/U,59A/U & 598/U A
YIRS 220217-2 2201892 220187-2 £— 1.0%0 2274231 9-50428-0 2216078 4135302 1-227079-1
‘SUPERSEDED BY 227079-6| RG=55/U,55A/U,55B/U, & 223/U 220217-1 2201839-1 220187-1 A 1.280 - — — 9-225382-0 221607-7 2270741 1-227079-0
RG—58/U,58A/U,588/U,58C/U & 141/U 2202171 220189—1 2201871 A | 1.090 - - - 9-50427—1 221607—7 227074—1 227079-9
RG—59/U.59A/U_& 598/U N N N A - - N N N N N -
YTV R Y 220217-2 2201892 220187-2 £— 1.030 2274231 9-50428-0 2216076 227080—1 2270797
RG-55/U,55A/U,55B/U, & 223/U 220217-1 220189-1 220187-1 A 1.280 — — — 9-225382-0 221607-5 2270741 227079—-6
RG—58,/U,58A/U,588/U,58C/U & 141/U 2202171 220189—1 2201871 A | 1.090 - = = 9-50427—1 2216075 227074—1 2270795
OBSOLETE | RG=71/U & 71A/U 220217-2 220189-2 220187-2 B 1.090 — — 2274231 1-329460—1 9-221607-1 413530-2 227079—-4
0BsOLETE |RE=59/U.59A/U & S9B/U 220217-2 220189-2 220187-2 A1 000 - - 2274231 9-50428-0 9-221607—-1 413530-2 227079-3
RG-62/U.62A/U & 628/U E]
[SUPERSEDED BY 227079-6| RG—55/U,55A/U,558/U, & 223/U 2202171 220189-1 2201871 A | 1280 - - - 9-225382-0 9-221607-0 227074—1 2270792
‘OBSOLETE RG—58/U.,58A/U.58B/U.58C/U & 141/U 220217-1 2201893-1 220187-1 A 1.090 — — — 9-50427-1 §9-221607-0 2270741 227079-1
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1\ OBSOLETE | BELDEN 9907 220217-1 2201893-1 220187-1 A 1.090 — — — 9-50427-1 1-221607-6 2270741 89—-227079—-4
N OBSOLETE | HI—TEMPRGB2A/U,TIMESPL62,BERK—TEKBTDC62&BELDEN8I269 B
ORSOLETE | BEiben seort” Bimi e broe 58 220217-2 220189-2 220187-2 = 1312 - - 2274231 9-228784-0 221607-6 413530-2 9-227079-3
OBSOLETE | BELDEN 8218,AMPHENOL 21—-597 AND BELDEN NH SPECIAL - 58330—1 69477—4 A | 1.090 - - - 9-329461-0 2-221607-2 413530-5 9-227079-2
OBSOLETE | BELDEN YR40862 2202171 220189—1 2201871 A | 1.090 = = = 9-50427-1 2-221607-8 227074—1 9-227079-1
OBSOLETE | C&M 17189 220217-3 220210—1 220009-5 A | 1.090 - 4149322 - 9—328666-0 227322-8 227074=2 9-227079-0
OBSOLETE | BELDEN 9907 AND RG=141A/U 2202171 220189-1 2201871 A | 1.090 = - = 9-50427-1 1-221607-6 227074—1 8-227079-9
OBSOLETE | CUSTOM_CABLE:C/C=0.014,DIELECTRIC=9.062,JACKET=9.103 - 220210-1 - A | 1.0%0 - 2271941 - 9—328666-0 1=227322—4 413530-6 5-227079-8
OBSOLETE | BELDEN 9266 = 220189-5 = A | 1.090 = = = 9-50428-0 221607-5 413530-2 8-227079-7
OBSOLETE | BELDEN 89907 - 318452-2 - A | 1312 - - - 9-228783-0 1-221607-6 227074—1 5-227079-6
OBSOLETE | RG—59/U,59A/U & 59B/U A
0BSOLETE | RG—62/U.62A/U & 62B,/U 220217-2 220189-2 220187-2 B 1.090 - - 2274231 9-50428-0 9-221607-1 413530-2 8-227079-5
OBSOLETE | RG—58/U,58A/U,58B/U,58C/U_& 141/U 2202171 220189—1 2201871 A | 1.090 - - - 9-50427-1 221607-5 227074—1 8-227079-4
OBSOLETE | BELDEN 9555 - 220189-2 220187-2 A | 1.090 - - - 5-50428-0 221607-6 413530-2 8-227079-3
RG—188 DOUBLE BRAID AND RG—316 DOUBLE BRAID - 58330—1 694774 A - - 227194-1 - 9-329049-0 227322-8 413530-6 8-227079-2
\[RG=59/U,59A/U & 598/U A
NIV ARSI 220217-2 220189-2 220187-2 5 1.090 - - 2274231 9-50428-0 221607-6 413530-2 8-227079—1
RG-58/U,58A/U,58B/U,58C/U & 141/U 220471 2201839-1 220187-1 A 1.090 - - - 9-50427-1 221607-5 2270741 8-—227079-0
OBSOLETE | GORE CXN1426A - 58330—2 - A_| 1.090 - - - 9-329049-0 1-221607—6 413530-5 7-227079-9
OBSOLETE | SPECIAL CUSTOMER CABLE-110 OHM LOW NOISE - 58086—1 - A 1.090 — — — 9-50427-0 2—-221607-6 4135303 7-227079-7
OBSOLETE | BELDEN 88241,TIMES PL62, BERK—TEK BIDC59 AND BIDC6 2202172 220189-2 220187-2 A | 1312 - - 2274231 9-228784—0 221607-8 413530-2 7-227079-6
BELDEN 88240 AND BERK—TEK BTDC 58 220217-1 2201839-1 220187-1 A 1.312 - - — 9-228783-0 221607-5 2270741 7—-227079-5
ggggtgg 22:25/8:252/8 i gég/ﬁ 220217-2 220189-2 220187-2 i 1.090 - - 2274231 9-50428-0 9-221607—1 413530-2 7-227079-4
OBSOLETE | RG—58/U,58A/U,58B/U,58C/U_& 141/U 2202171 220189—1 2201871 A | 1.090 - - - 9-50427—1 5-221607-0 227074—1 7-227079-3
/ Eg:gé/&ggﬁ/ﬁ i Zég/ﬁ 220217-2 220189-2 220187-2 i 1.090 - - 227423-1 9-50428-0 2216078 413530-2 7-227079-2
OBSOLETE | RG—58/U,58A/U,58B/U,58C/U & 141/U 220217-1 2201893-1 220187-1 A 1.090 — — — 9-50427-1 2216077 2270741 7—-227079-1
OBSOLETE | BELDEN 9275 - 220189-5 - A | 1.090 - - - 9-50428—1 5-221607-0 413530-2 7-227079-0
OBSOLETE | C & M COAXIAL Q—81-13059 — 58330—1 694774 A 1.090 — 2271941 — 9-329461-0 227322—-8 413530—-6 6—227079-9
[SUPERSEDED BY 6-5227079—8| BELDEN 89907 - 318452-2 - A | 1312 - - - 9-228783-0 1-221607-6 227074—1 6-227079-8
BELDEN 9907 AND RG—141A/U 2202171 220189—1 2201871 A | 1.090 = = = 9-50427-1 1-221607-6 227074—1 6-227079-7
[SUPERSEDED BY 6-5227079—5| BELDEN 9290 - - 220043—1 A | 1.490 - - - 5-51713-3 1-221607-6 413530-3 6-227079-5
OBSOLETE | BELDEN 9907 2202171 220189—1 2201871 A | 1.090 = = = 9-50427-1 1-221607-6 227074—1 6-227079-4
OBSOLETE | RG—180/U, 180A/U, 180B/U, 195/U - 583301 694774 A | 1.090 - - - 9-329461-0 2-221607—4 413530-5 6-227079-3
OBSOLETE | RG—141/U, 142A/U, AND 142B/U 2202171 220189—1 2201871 A | 1280 = = = 9-225382-0 1-221607—7 227074—1 6-227079-2
SUPERSEDED BY 6-5227079—1| RG—141/U. 142A/U. AND 1428,/U 220217-1 220189—1 2201871 A | 1.280 - - - 9-225382-0 1-221607-6 227074—1 6-227079—1
OBSOLETE | RG-141/U, 142A/U. AND 1428/U 2202171 220189—1 2201871 A | 1.280 - - - 9-225382-0 1-221607-8 227074—1 6-227079-0
OBSOLETE | RG—174/U (SPECIAL APPLICATION) - - - A | 1.090 - 227194—1 - 9-50427—1 227322-8 413530-6 5-227079-9
OBSOLETE | BELDEN 8281 - - 2200431 A | 1250 - - - 9-50427-2 221607-5 413530-3 5-227079-8
SUPERSEDED BY 1-227079—1 | RG—59/U,59A/U & 59B/U 2202172 220189-2 220187-2 A | 1.090 - - - 5-50428-0 221607-8 413530-2 5-227079—7
OBSOLETE | C & M COAXIAL 6P26/B331C20PC055620 - - - A | 1.0%0 - 227194-1 - 9-329049—1 9-227322-0 413530-6 5-227079-6
OBSOLETE |RG174/U AND 188/U TYPE (SPECIAL) - 58330—-1 69477—-4 - - - 2271941 — — 227322-8 413530—-6 5-227079-5
OBSOLETE | BELDEN 8281 2200881 220189-6 220043—1 A | 1250 - - - 9-50427-2 221607-7 413530-3 5-227079-4
‘5 PERSEDED | HI-TEMP RG-59/U, TIMES PL59 AND PLF59 - 220189-5 - A 1.312 - - - 9-228784-0 221607-5 413530—-2 5-227079-3
OBSOLETE | HI-TEMP RG—53/U, TIMES PL59 AND PLF59 - 220189-5 - A | 1312 - - - 9-228784—0 221607—7 413530-2 5-227079-2
OBSOLETE | HI-TEMP RG-59/U, TIMES PL59 AND PLF59 - 220189-5 - A 1.312 - - - 9-228784-0 9-221607-0 413530—-2 5-227079-1
OBSOLETE | TIMES MI—2040 DBL BRAIDED RG—59/U - - 59894—1 A | 1187 - - - 5-50427-0 1=221607—4 413530-2 5-227079-0
8528&?& E“E’LEEEMNP%%’Z%’? SR ESPLO2BERK- TEKBTDCOZ&BELDENBS2EY 570172 2201892 220187-2 i 1312 - - 2274231 9-228784-0 2216076 413530-2 4-227079-9
7 8528&% E‘E’LEEE%PBSZ?? BUE';LMETSEKPLS%CEESK’TEK BTDC 62 220217-2 220189-2 220187-2 i 1.312 - - 227423-1 9-228784-0 2216078 413530-2 4-227079-8
OBSOLETE | HI—TEMP RG—62/U.TIMES PL62, BERK—TEK BIDC 62 B
Al obsortre | BEbor Bosrt arrk ok e e 2202172 220189-2 220187-2 T 1312 - - 2274231 9-228784-0 9-221607—1 413530-2 4-227079-7
BELDEN 88240 AND BERK—TEK BTDC 58 220217-1 318452-2 - A 1.312 - - - 9-228783-0 221607-5 2270741 4-227079-3
[OBSOLETE | BELDEN 88240 AND BERK—TEK BIDC 58 2202171 220189—1 2201871 A | 1312 - - - 9-228783-0 221607—7 227074—1 4-227079-2
‘SUPERSEDED BY 4-227079-3 BELDEN 88240 AND BERK—TEK BTDC 58 220217-1 220188-1 220187-1 A 1.312 - - - 9-228783-0 §9-221607-0 2270741 4—-227079-1
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