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2278436-4  CODE D2278436-3   CODE C 2278436-2   CODE B2278436-1    CODE A

KEY CODE TABLE

PART
NUMBER

KEYING
CODE

HOUSING COLORPRST

2278436-1AJET BLACK0.712.54-3.95

2278436-2BSIGNAL WHITE-2.543.953.95

2278436-3CSIGNAL BLUE1.312.54-3.95

2278436-4DBORDEAUX VIOLET0.712.543.95-

  HOUSING - PA6T, COLOR: SEE TABLE.
     DIELECTRIC - POLYESTER PCT, NATURAL.
     PIN CONTACT & OUTER CONTACT - BRASS.
     OUTER SHIELD - BRASS. 

  PIN CONTACT - 0.38µm MIN GOLD IN LOCALIZED GOLD PLATE AREA,
                   2.5µm MIN TIN IN LOCALIZED TIN PLATE AREA,
                   BOTH OVER 2.0µm MIN NICKEL.
     OUTER CONTACT & OUTER SHIELD - 2.5µm MIN TIN OVER 2.0µm MIN NICKEL.

  DATUMS AND BASIC DIMENSIONS ESTABLISHED BY CUSTOMER.

 4. JACK INTERFACE PER DIN 72594-1, ROAD VEHICLES 50 Ohm 
     RADIO FREQUENCY INTERFACE.

DETAIL A

& Z

OUTER SHIELDHOUSING

PIN CONTACT
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OUTER CONTACT
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SEE DETAIL  A
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