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L\, LABEL LEGEND:

=TE
TE PN: X-2286950-Y Rev. _<
DD /MM/YY

2.7 kV DC TEST PASSED

//fgf[URRENT REV.

——0DATE CODE

NOTES

1T PACKAGING:

EACH HOUSING OF THE CABLE ASSEMBLY TO BE

IN FOAM (PN 741639-2) AND FIXED W ITH RUBBER BAND

PACKED

DAMAGED TO BE AVOIDED.

ZCBXELE[T@\[AL TEST ACCORDING TE SPECIFICATION 108-18857.,
USE CURRENT REVISION ALWAYS.

MIN.

3 PRODUCT SPECIFICATION: 108-94268, 108-94256
APPLICATION SPECIFICATION: 114-94052, 114-94083

/e\ MANUFACTURING CODE

TE PART NO., CURRENT REV.

T0 Bt PRINTED ON LABEL (ITEM 10).
LABEL TO BE APPLIED TO THE CABLE AFTER SUCCESSFUL ELECTRICAL TEST.

Zﬁl LEVER POSITION: CLOSED ON DELIVERY.

IND IVIDUALLY W RAPPED

(PN 1-2000064-0).

LEVEL AND DATE CODE (DD.MM.YY),

IN - TE STANDARD SHIPPING BOX VERTICAL SIDES OVERAID W ITH
PAPER CUSHIONS (PN 740045-72) ACCORDING TE SPEC. 107-18087, 107-18064 .

TE PART NO. REV. LENGTH L TOL. CODING
[mm] [mm]
OBSOLETE 1-2286950-0 B 500 30
- 1-2286950-1 B 1000 30
OBSOLETE 1228695072 R 2000 35
- 1-2286950-3 B 3000 +4.0 A
OBSOLETE I RATR L . 5000 50
- 1-2286950-5 B 5000 +60
OBSOLETE Do URGIN . 0 <
- 2-2286950-1 B 1000 +30
OBSOLETE 222869507 B 2000 35
- 2-2286950-3 B 3000 +4.0 :
OBSOLETE 222869504 R 009 50
- 2-2286950-5 B 5000 +60
OBSOLETE 3-2286950-0 A 500 +30
OBSOLETE 3-2286950-1 A 1000 +30
OBSOLETE 3-2286950-2 A 2000 +35 .
OBSOLETE 3-2286950-3 A 3000 +4.0
OBSOLETE 3-2286950-4 A L000 +50
OBSOLETE 3-2286950-5 A 5000 +60
OBSOLETE L-2286950-0 A 500 +30
OBSOLETE L-2286950-1 A 1000 +30
OBSOLETE L-27286950-2 A 2000 +35 .
OBSOLETE L-27286950-3 A 3000 +40
OBSOLETE L-27286950-4 A L000 +50
OBSOLETE L-2286950-5 A 5000 +60

10 mm STRIPPING OF OUTER JACKET AND BRAID FOR ELECTRICAL TEST PURPOSE.
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DIESE ZEICHNUNG IST EIN KONTROLLIERTES DOKUMENT.
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' ‘ ' mm R. Hort 3 POS. HVPBOO, 90, 35 SUMM,
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