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CABLE INSULATION DIAMETER I .5mm
AC\RCU\T NUMBER IS ONLY 1,2,3 AND 6
3. PACKING TYPE:
-1 EACH IPCS TO TRAY KIT
-2 100PCS KIT TO | PACKING
CABLE HSG TYPE 4PIN L TYPE f _rm

5. REFER TO

INSTRUCTION SHEET 408-78108 FOR ASSEMBLY.
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[00 \ THERMO PLASTIC CABLE HSG 4PIN L 26 8
[00 \ THERMO PLASTIC CABLE HSG 4PIN L 13 7
LOCK HSG
[00 \ THERMO PLASTIC WITH WHITE ARROW 6
HSG
MATERITAL: THERMO PLASTIC
CONTACT
100 MATER AL :COPPER ALLOY PLUG SUB ASSY >
FINISH:Ni PLATING ALL OVER
CONTACT AREA Au PLATING
TERMINATION AREA Au PLATING
MATERITAL:COPPER ALLOY
100 " |FINISH:NICKEL PLATING BOTTOM SHELL 4
MATERITAL:COPPER ALLOY
[00 \ FINISH: NICKEL PLATING PLUG TOP SHELL TYPE | 3
[00 \ THERMO PLASTIC PLUG COVER HSG BOTTOM 2
[00 \ THERMO PLASTIC PLUG COVER HSG TOP \
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