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1. USE INSTRUCTION SHEET 9050
e on mee /N USE HAND TOOL 354940—1
A MAX - [‘ 606] /3 THIS PART NUMBER IS RESTRICTED,
: SEE SEPARATE RESTRICTED CUSTOMER DRAWING
A OBSOLETE PARTS: OBSOLETE CIS STREAMLINING PER D.RENAUD/D.SINISI
4. /88— 1 17.135—
[.188] [.438]
11.0/7 MAX q 8
[.436]
‘ 5.56— ——
[ .219]
: 00 :
RECOMMENDED STRIP LENGTH
: :
SUPERSEDED|RG—174/U,188/U & 316/U 220210-1 220009-5 30.48 [1.200] 21427—2 9-328666—-0 2—221149-0 221455-5 9-228979-1
SUPERSEDED| RG—59 /U,59A/U,59B/U,62 /U,62A/U & 62B/U 220189-2 2201872 30.48 [1.200] — 9-50428-0 1-221149-3 221455-2 9-22897/9-0
OBSOLETE | /3 ——— — — — — - — — 1-2289/9-8
2\ |[OBSOLETE BELDEN YR40862 2201891 220187—1 30.48 [1.200] — 9-5042/-1 5—221149-6 2214551 1-228979-7/
SUPERSEDED BY 221199-5 RG—179/U,179A/U,179B/U,187 /U & 187A/U 220210—1 220009-5 30.48 [1.200] 21427—=2 9-5280666—-0 5—221149—1 2214505-3 1-2289/9-06
SUPERSEDED BY 22897/9-6 = — — — — — — — — 1-228979-5
SUPERSEDED BY 228979-5 = — — — — — — _ _ 1-228979—4
OBSOLETE | BELDEN 9907 2201891 220187—1 30.48 [1.200] — 9-5042/-1 2—221149-06 221455-5 1-228979-3
OBSOLETE | BELDEN 8281 — 22018906 38.10 [1.500] — 9-551256—-0 221149-6 221450—4 2289/79-8
RG—174/U,188/U & 316/U 220210—1 220009-5 30.48 [1.200] 21427—=2 9-35286066—0 2—221149-0 2214505-3 228979—7
RG—-59/U,59A/U,59B/U,62/U,62A/U & ©62B/U 220189-2 220187-2 30.48 [1.200] — 9-50428-0 1-221149-3 221450-72 2289/9-06
RG—58/U,58A/U,588B/U,58C/U,141 /U & 141A/U 2201891 220187—1 30.48 [1.200] — 9-5042/-1 221149-06 2214551 228979-5
BUSHING FERRULE CONTACT @ JACK ASSY
A FOR USE WITH CABLE DIE SET A CRIMP TOOL A aOTyY = 1 OTY = 1 QTY = 1 QTY = 1 PART NO A
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DIMENSIONS: TOLERANCES UNLESS CHé' E. RUTH e EIeCtronIcs HorHSburg, TR T7IEeToe0E
ram [NCHES] OTHERWISE "SPECIFIED: APR/AD. HE\DELBAUGHQ/W/BQ NAME JACK.
0 PLC + _ PRODUCT SPEC
@"E T 108—12047 POMIE A
3 PLC + 016 APPLICATION SPEC
4 PLC + - SIZE CAGE CODE | DRAWING NO RESTRICTED TO
ANCLES - —
MATERIAL ) FINISH B WEIGHT _ A W 00/7/9 @':'228979 T
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