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RECOMMEND PCB LAYOUT(T=2.0mm)
   (TOP VIEW TOL:�#�0.05)

NOTES:
  MATERIAL:
   CONTACT:COPPER ALLOY
   HOUSING:UL 94V-0,THERMOPLASTIC,COLOR:NATURAL
   SHELL:COPPER ALLOY
  FINISH:
    CONTACT:1.27 um MIN. NICKEL UNDER PLATING OVER ALL
            0.76um MIN. Au PLAING ON CONTACT SURFACE
            2.54um MIN. MATTE TIN ON PRESS-FIT AREA
    SHELL:1.27 um NICKEL UNDER PLATING OVER ALL
3.TAPE & REEL PACKAGE.
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NOTE:

1. 10 SPROCKET HOLE PITCH CUMULATIVE TOLERANCE:�#�0.20

2. CARRIER CAMBER IS WITHIN 1mm IN 250mm.

3. MATERIAL: PS (COLOR: BLACK), ESD MATERIALPER PER 

   TE SPEC. 115-59.

4. THICKNESS:0.5±0.05mm  

USER DIRECTION OF UNREELING
SECTION  B-B

SECTION  A-A


	Sheet 1
	Views
	new_view_1
	left_2
	right_3
	top_4
	bottom_5
	new_view_6
	new_view_7
	new_view_8
	A


	Sheet 2
	Views
	new_view_11
	right_12
	bottom_13
	new_view_15
	bottom_16
	right_17



