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SURFACEMATERIAL
FOR WIRE
SIZE [mm²]

DIMENSION ADESCRIPTIONTE PART NO.

TIN PLATINGCu ALLOY
50 

[ACC. LV216]16,1SHIELD CRIMP FERRULE,90 DEG2307011-1

TIN PLATINGCu ALLOY
35 

[ACC. LV216]14.7SHIELD CRIMP FERRULE,90 DEG2307011-2

 TIN PLATING Cu ALLOY
25

[ACC. LV216]12.5SHIELD CRIMP FERRULE,90 DEG2307011-3

BLANKSTAINLESS STEEL
50 

[ACC. LV216]16.1SHIELD CRIMP FERRULE,90 DEG2307011-4

BLANKSTAINLESS STEEL
35 

[ACC. LV216]14.7SHIELD CRIMP FERRULE,90 DEG2307011-5

BLANKSTAINLESS STEEL
25 

[ACC. LV216]12.5SHIELD CRIMP FERRULE,90 DEG2307011-6

NOTES

   PACKAGING: BULK PACKAGING INTO PLASTIC BAG AND
      SHIPPING BOX 
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