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P&P CAP 3

CONTACT 2

HOUSING 1

DESCRIPTION ITEM

"N" FG P/N CO-PLANARITY

4 TO 20 D02 TO D10 0.08

22 TO 40 D11 TO D20 0.10

42 TO 50 D21 TO D25 0.15

TYP

      NOTES:

  MATERIAL: 
      HOUSING & CAP: LCP, UL94 V0, BLACK 
      CONTACT: PHOSPHOR BRONZE, 0.20mm THICK,

   ALL OVER 3-5µm TIN OVER MIN 1.27µm NICKEL UNDERPLATE

   CONTACT AREA: MIN 0.1µm GOLD
       SOLDER TAIL: 3-5µm TIN 
       UNDERPLATING: MIN 1.27µm NICKEL ALL OVER  

   CONTACT AREA: MIN 0.38µm GOLD 
      SOLDER TAIL: 3-5µm TIN  
      UNDERPLATING: MIN 1.27µm NICKEL ALL OVER

   CONTACT AREA: MIN 0.76µm GOLD 
      SOLDER TAIL: 3-5µm TIN 
      UNDERPLATING: MIN 1.27µm NICKEL ALL OVER

   N = NO. OF POSITIONS PER CONNECTOR. 

2MM-R-D14-VS-00-T-TRP

3
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1

TANGENT OF HEEL
ALL SOLDER LEADS

RECOMMENDED PCB PATTERN, BOTTOM ENTRY

2MM-R-D02-VS-00-T-TRP
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MATING SIDE
PLATING (FINISH)

BTB RECEPTACLE BASE
NUMBERS

 TAPE & REEL PKG 
W/ CAP

 TUBE PKG 
W/ CAP

TIN
2MM-R-D  -VS-00-T-TRP 2MM-R-D  -VS-00-T-TBP

GOLD FLASH 0.1µm
2MM-R-D  -VS-00-F-TRP 2MM-R-D  -VS-00-F-TBP

GOLD 0.38µm
2MM-R-D  -VS-00-M-TRP 2MM-R-D  -VS-00-M-TBP

GOLD 0.76µm
2MM-R-D  -VS-00-H-TRP 2MM-R-D  -VS-00-H-TBP

48 50 50 2MM-R-D25-VS-00-T-TRP

46 48 48 2MM-R-D24-VS-00-T-TRP

44 46 46 2MM-R-D23-VS-00-T-TRP

42 44 44 2MM-R-D22-VS-00-T-TRP

40 42 42 2MM-R-D21-VS-00-T-TRP

38 40 40 2MM-R-D20-VS-00-T-TRP

36 38 38 2MM-R-D19-VS-00-T-TRP

34 36 36 2MM-R-D18-VS-00-T-TRP

32 34 34 2MM-R-D17-VS-00-T-TRP

30 32 32 2MM-R-D16-VS-00-T-TRP

28 30 30 2MM-R-D15-VS-00-T-TRP

26 28 28 2MM-R-D14-VS-00-T-TRP

24 26 26 2MM-R-D13-VS-00-T-TRP

22 24 24 2MM-R-D12-VS-00-T-TRP

20 22 22 2MM-R-D11-VS-00-T-TRP

18 20 20 2MM-R-D10-VS-00-T-TRP

16 18 18 2MM-R-D09-VS-00-T-TRP

14 16 16 2MM-R-D08-VS-00-T-TRP

12 14 14 2MM-R-D07-VS-00-T-TRP

10 12 12 2MM-R-D06-VS-00-T-TRP

8 10 10 2MM-R-D05-VS-00-T-TRP

6 8 8 2MM-R-D04-VS-00-T-TRP

4 6 6 2MM-R-D03-VS-00-T-TRP

2 4 4 2MM-R-D02-VS-00-T-TRP

DIM "F" DIM "E" N SMART PN

2MM-R-D02-VS-00-T-TRP 2MM-R-D03-VS-00-T-TRP
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2MM AMPMODU 2mm SERIES

R RECEPTACLE

D DOUBLE ROW

XX
02 THROUGH 25
(ENTER TWO DIGITS) VS VIRTICAL SURFACE MOUNT TECHNOLOGY

00 SURFACE MOUNT TECHNOLOGY

T TIN

F GOLD FLASH

M 15µm GOLD

H 30µm GOLD

TRP TAPE AND REELING WITH CAP

TBP TUBE WITH CAP

2MM - R - D    - VS - 00 -   -    

SMART PART NUMBER

SMART PN EXAMPLES:
 
1. 2MM-R-D02-VS-00-T-TRP :
   AMPMODU 2mm, RECEPTACLE, DOUBLE ROW, 02 POSITION PER ROW, VERTICAL SURFACE MOUNT TECHNOLOGY, TIN PLATED, TAPE AND REEL PACKAGING WITH CAP
   
2. 2MM-R-D25-VS-00-H-TBP :
   AMPMODU 2mm, RECEPTACLE, DOUBLE ROW, 25 POSITION PER ROW, VERTICAL SURFACE MOUNT TECHNOLOGY, 30µm GOLD PLATED, TUBE PACKAGING WITH CAP

ORIENTATION & TERMINATION

TAIL LENGTH

PLATING

PACKAGINGPRODUCT SERIES

GENDER / TYPE

NUMBER OF ROWS

NUMBER OF PINS PER ROW
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