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PART NUMBER

2.9-4.2 AWG14-12, 2.08-3.62SQmm L 1747415-2 1747498-2
D4

RECEPTACLE
CONTACT

2.0-3.75 AWG16-14, 1.23-2.18SQmm M 1747418-2 1747499-2

1.8-3.23 AWG20-16, 0.50-1.42SQmm S 2040015-2 2040587-1

1.58-2.56 AWG22-20, 0.34-0.56SQmm SS 2287721-2 2288020-1

INSULATION
RANGE

WIRE RANGE SIZE
 REEL L/P

DESCRIPTION
PART NUMBER

H24B FEMALE FRAME FOR 6 MODULES T2070244201-002

H16B FEMALE FRAME FOR 4 MODULES T2070164201-002

H10B FEMALE FRAME FOR 3 MODULES T2070104201-002

H6B FEMALE FRAME FOR 2 MODULES T2070064201-002

H10A FEMALE FRAME FOR 1 MODULE T2079104201-002

DESCRIPTION PART NUMBER

1.TECHNICAL CHARACTERISTICS : 
  INSULATION MATERIAL : PBT
  RATED VOLTAGE : 500V
  RATED CURRENT : 16A
  INSULATION RESISTANCE : >=100M�^�
  RATED IMPULSE VOLTAGE : 6KV
  POLLUTION DEGREE : 3
  FLAMMABILITY : UL94V-0
  MATING CYCLES : 100 CYCLES
  OPERATION TEMPERATURE : -40�$�C~+125�$�C
  WIRE RANGE : 0.34SQmm~3.62SQmm
  CONTACT TYPE : CRIMP CONTACT
2.CONTACT NEED TO BE ORDERED SEPARATELY.
  (ORDER No. REFER TO DRAWING : SEE TABLE 1)
3.FRAMES NEED TO BE ORDERED SEPARATELY.
  (ORDER No. REFER TO DRAWING : SEE TABLE 2)
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