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DESCRIPTIONDIM. A
FOR WIRE 

DIAMETER [mm
2
]

MATERIALCOLOURPART NO

PROTECTIVE COVER IPT
16mm sq.

10.810.2-0.6PA66-GF VOORANGE2314189-1

ROTECTIVE COVER IPT
25mm sq.

12.812.2-0.6PA66-GF V0ORANGE2314189-2

ROTECTIVE COVER IPT
35mm sq.

15.014.4-0.6PA66-GF V0ORANGE2314189-3

ROTECTIVE COVER IPT
50mm sq.

16.415.8-0.6PA66-GF V0ORANGE2314189-4

LOCAL HB VERSION LOCAL V0 VERSION  EMEA HB VERSION

/ 2314189-1 1-1991225-4

/ 2314189-2 1-1991225-5

/ 2314189-3 1-1991225-6

/ 2314189-4 1-1991225-7

1-2314189-5 / /

1
2314189:630 8

 
 
  
 1.  2314189-1/2/3/4 ARE UL94 V0 VERSION; 1-2314189-5 IS UL94 HB VERSION; RElATED HB VERSION PN  
    IS 1-1991225-4/5/6/7 DIFFERENCE IS MATERIAL DEFINITION 
 
 
 
       
 
  
 
 
 
 
 
 
 
2. SUPPLIED FORM: LOOSE PIECE PACKED INTO CARTON
 
3. MAX BURR: 0.38mm; 
  MUST BE FREE OF FLASH, CRACK, FLAW, DISCOLORATION OR OTHER IMPERFECTION WHICH COULD AFFECT ITS FUCTIONALITY,
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DESCRIPTIONDIM. A
FOR WIRE 

DIAMETER [mm
2
]

MATERIALCOLOURPART NO

ROTECTIVE COVER IPT
70mm sq.

18.218.2-0.8PA66-GF HBORANGE 1-2314189-5

FOR 8 RIBS
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