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PART NO. QUANTITY OF DIMMING CONTACTS WIRE STYLE 
WIRE LENGTHOVERALL LENGTH

BAC

2314670-12AND291.3304.8341.1

2314670-24AND291.3304.8341.1

2314670-32AND291.3304.8341.1

2314670-44AND291.3304.8341.1

1-2314670-44AND486.5500.0536.3

 2-2314670-4 4AND216.5230.0266.3

SEE SHEET 2 FOR
WIRING COLOR CODE

NOTES:

 1.MATERIALS: 
     HOUSING: GLASS-FILLED THERMOPLASTIC, UL 94V-0 RATED DIMMING
     CONTACTS (2 OR 4) AND LINE VOLTAGE CONTACTS (3): COPPER ALLOY
 2.FINISH:
     DIMMING CONTACTS (2 0R 4): NICKEL UNDERPLATE ENTIRE CONTACT
     0.127 µm MIN THICK. GOLD PLATE CONTACT PAD AREA (MATING FACE 
     SIDE ONLY) 0.76 µm MIN THICK. MATTE TIN PLATE TAB ON BOTH SIDES 
     0.30 µm MIN THICK. LINE VOLTAGE CONTACTS (3): TIN PLATE.

 LINE VOLTAGE CONDUCTORS (3):DOUBLE-INSULATED
     14 AWG, 600V, 150�$�C RATED, COPPER 41/30 STRANDED 
     PER UL STYLE AWM 1446.

 MATING INTERFACE PER ANSI C136.41-2013.

 OPTIONAL DIMMING CONTACTS (2) SUPPLIED.

 DIMMING CONDUCTORS (2 OR 4):
     18 AWG, 600V, 150�$�C RATED, 16/30 STRANDED,
     PER UL STYLE AWM 3321.

 LINE VOLTAGE CONDUCTORS (3):DOUBLE-INSULATED
     14 AWG, 600V, 105�$�C RATED, COPPER 41/30 STRANDED.
     PER UL STYLE AWM 1617.

 DIMMING CONDUCTORS (2 OR 4):
     18 AWG, 600V, 105�$�C RATED, COPPER 16/30 STRANDED.
     PER UL STYLE AWM 1015.

 (ECN-23-225643-REMOVED)

10. MUST BE USED WITH EITHER GASKET P/N 2213469-1
     OR P/N 2324246-1 (SOLD SEPARATELY).
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ORANGE WIRE

(+) DIMMING
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