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A RELEASED TO PRODUCTION STATUS 14JAN2021 EDB EDB

A1 ADDED -3 INFORMATION IN VIEW NOTES 30MAR2021 AJ SZ

B ADDED DIM (C0.2*0.4) AND (4.55) IN 1C2 18MAY2022 AJ SZ

B1 REVISED PER ECN-25-324582 22JAN2025 SSH JJ
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PART NUMBERDESCRIPTION

2325864-1AS SHOWN

2325864-2WITH SOLDER WASHERS

2325864-3WITH SOLDER WASHERS HOUSINGS AND CONTACT OVERMOLDS: LCP, BLACK, UL94-V0.
    CONTACTS: COPPER ALLOY.
    SOLDER WASHERS: NICKEL SILVER.

 0.76µm GOLD PLATING ON MATING INTERFACE.  TIN
    PLATE ON SOLDER TAILS.  ALL OVER NICKEL UNDERPLATE
    ON ENTIRE CONTACT.
 
 3. MINIMUM PC BOARD THICKNESS:
      SINGLE SIDED: 1.57 MIN
      DOUBLE SIDED: 2.20 MIN

 DATUM AND BASIC DIMENSION ESTABLISHED BY CUSTOMER.

2325864-1

(C0.2*0.4)

2325864-2/-3
WITH SOLDER WASHERS

2X SOLDER WASHER
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BSC
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PIN 11

PIN 31

PIN 30

PIN 10

PIN 20

PIN 40

PIN 21

PIN 1

2X PLATED THRU HOLE

L

K

2325864-2/-3
RECOMMENDED PCB LAYOUT

SAME AS 2325864-1 EXCEPT AS NOTED

2325864-1
RECOMMENDED PCB LAYOUT
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FEED DIRECTION
OFF OF REEL

PACKAGING TAPE
FOR 2325864-3
350 PCS/REEL

15 EMPTY POCKETS (360mm)
ON BOTH ENDS OF THE TAPE

SCALE  2:1

PACKAGING TAPE
FOR 2325864-1 AND 2325864-2

SCALE  2:1
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