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1. MATERIAL:
   HOUSING: GLASS FILLED THERMO PLASTICS, POLYESTER(94V-0),
   COLOR: BLACK.
   TAB CONTACT: COPPER ALLOY.
   RETENTION LEG: BRASS.
 
 . FINISH(CONTACT AREA): 0.38um MIN Au PLATING OVER Ni PLATING.
 
 . FINISH(CONTACT TAIL, RETENTION LEG): Sn PLATING OVER Ni PLATING.

3-2326092-2
(KEYING:XY)

2-2326092-2
(KEYING:YY)

RECOMMENDED PCB HOLE PATTERN (TOLERANCE: ±0.05)
RECOMMENDED PCB THICKNESS: 1.6~2.4±0.1

(CONNECTOR MOUNT SIDE)
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