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NOTES: A3 ECR-18-017279 06NOV2018 | SR | DD
B REVISED PER ECR-21-118984 1TNOV2021 SD MM
| MATERIALS:
HOUSING: GLASS-FILLED THERMOPLASTIC., UL 94V-0 RATED
DIMMING CONTACTS (2 OR 4): COPPER ALLOY
LINE VOLTAGE CONTACTS (3): COPPER ALLOY
SPRING PLATE: STAINLESS STEEL
LOCKING RING: PBT
2 FINISH:
DIMMING CONTACTS (2 OR 4): NICKEL UNDERPLATE ENTIRE CONTACT
0 127 pm MIN THICK. GOLD PLATE CONTACT PAD AREA (MATING FACE
SIDE ONLY) 0.76 um MIN THICK. MATTE TIN PLATE TAB ON BOTH SIDES
0.30 um MIN THICK.
LINE VOLTAGE CONTACTS (3): TIN PLATE.
/3\ LINE VOLTAGE CONDUCTORS (3):
14 AWG. 600V, 150°C RATED., COPPER 41/30 STRANDED
PER UL STYLE AWM 3321,
/N MATING INTERFACE PER ANSI C136 41-2013.
/5\ OPTIONAL DIMMING CONTACTS (2) SUPPLIED.
/6\ DIMMING CONDUCTORS (2 OR 4):
18 AWG, 600V, 150°C RATED, 16/30 STRANDED,
PER UL STYLE AWM 33271,
/I\ LINE VOLTAGE CONDUCTORS (3):
14 AWG, 600V, 105°C RATED, COPPER 41/30 STRANDED.
PER UL STYLE AWM 1015,
/8\ DIMMING CONDUCTORS (2 OR 4):
18 AWG. 600V, 105°C RATED, COPPER 16/30 STRANDED.
PER UL STYLE AWM 1015,
9. MUST COMPLY WITH DIRECTIVE 2002/95/EC (ROHS)
Aﬁk LOCKING RING (REF P/N: 2333095-1) AND
SPRING PLATE (REF P/N: 2333094-1) NOT ASSEMBLED,
SHIPPED BULK PACKED
1. MUST BE USED WITH GASKET (REF P/N: 2332473-1) SOLD SEPARATELY
304 .8 291 .3 A\ AND A 4 /s 2-2332966-4
304.8 | 291.3 | A\ AND B\ 2 2-2332966-3
304.8 | 291.3 A\ OAND 4 /5 2-2332966-7
304 .8 291 .3 3\ AND 6\ D 2-2332966- 1
A 5
R WIRE STYLE QUANTITY OF DIMMING CONTACTS PART NO.
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(-) DIMMING
CONTACT, PINK WIRE L (BLACK WIRE)
SEE TABLE

FOR QUANTITY

NEUTRAL
(WHITE WIRE)

/5\

OPTTONAL
DIMMING CONTACT
(-2 AND -4 ONLY),
BROWN WIRE

Lo

(RED WIRE)

(+) DIMMING
CONTACT,
VIOLET WIRE

49.22+€0.29

/5\

OPTIONAL
DIMMING CONTACT
(-2 AND -4 ONLY),

ORANGE WIRE

38.00£0.205

6\OR /8

G 49.2040.25
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