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MATERIAL AND FINISH
   HOUSING : THERMOPLASTIC POLYESTER, BLACK
   ACTUATOR : THERMOPLASTIC POLYESTER, ORANGE
   SPRING/CAGE : STAINLESS STEEL
   CONTACT : COPPER ALLOY, PLATING: CONTACT AREA SEE TABLE
                                    CABLE TERMINATION AREA TIN
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