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 LIQUID CRYSTAL PLASTIC, BLACK
COPPER ALLOY, PLATING: CONTACT AREA SEE TABLE

SOLDERING AREA TIN

0.38um GOLD |3 |15 24 .9 2-2336494-4
0.38um GOLD |2 0 9.9 2-2336494-3
TIN | 5 249 2336494-4
TIN 2 1 0 19 .9 2336494-3
CONTACT D |DIM B|DIM A PART NUMBER
PLATING
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DYNAMIC
@k g __108-140223 FIELD INSTALLABLE CONNECTOR
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PRODUCT SPEC

D2970 PUSH-IN TYPE,
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