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NOTES:

 1. MATERIAL AND FINISH:
    HOUSING  : POLYAMIDE 66, UL94V-0, COLOR GREEN.
    TERMINAL : COPPER ALLOY, TIN PLATED.

 2. MECHANICAL
    MIN. PC BOARD HOLES DIAMETER : 1.3 mm

 3. ELECTRICAL
    RATED VOLTAGE          : 150 V
    RATED CURRENT          : 12 A
    INSULATION RESISTANCE  : >2000 M Ohm (500V DC)

 4. OPERATING TEMPERATURE RANGE: -40�$�C TO +105�$�C

NOT CUMULATIVE TOLERANCE.

RECOMMENDED PC BOARD LAYOUT
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