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12.0 12.8 13.0 ORANGE FOR 3X6SQM ISO H+S 2392559-4

10.6 11.4 11.6 RED FOR 2X6SQM ISO H+S 2392559-3

9.7 10.5 10.7 GRAY
FOR 2X4SQM ISO H+S
FOR 3X4SQM ISO H+S

2392559-2

8.1 8.7 8.9 BLACK
FOR 2X2.5SQM ISO H+S
FOR 3X2.5SQM ISO H+S

2392559-1

MIN. MAX.
DIM. A COLOR DESCRIPTION PART NO.

WIRE O.D.

 . MATERIAL: PA66 GF-30
   FLAMMABILITY: UL94 V-0
   COLOR: SEE TABLE
 
2. FEATURE DENOTED BY REFERENCE DIMENSIONS MUST BE INSPECTION FOR PRESENCE
 
3. PART MUST BE FREE OF EXCESSIVE FLASH, MIS-MATCH, SINK MARKS. OR
   OTHER VISUAL IMPERFECTIONS THAT MAY AFFECT PRODUCT FIT OR FUNCTION
 
4. BULK PACKAGED
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