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3. COLOR: BLACK
 
2. THIS PART ACCOMMODATES CORRUGATED TUBES SIZES NW 17, 19, 
   23, AND 26.
 
1. THIS PART MATES WITH HDP24/26-24-*P/S*-L017.
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