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KEYING TYPE

2469979-1 2469979-2 2469979-3 PART NUMBER

TECHNICAL DATA (TABLE 1) 2469979-00X

RATED VOLTAGE 63V

RATED CURRENT 5A MAX.

POLLUTION DEGREE 3

OVERVOLTAGE CATEGORY II

INSULATION RESISTANCE  100M�^�

DEGREE OF PROTECTION IP67

2469979-00XITEMDESCRIPTIONMATERIAL

11FEMALE HOUSINGPBT

12PROTECTION COVERPBT

13O-RINGRUBBER

BLIND PLUG
PN

SINGLE WIRE SEAL
PN

INSULATION
WIRES(MM)

WIRE SIZE
(mm^2)

TERMINAL
PLATING

TERMINAL PN

 2473754-3
(OPTION)

 2473754-2 
0.20~0.35mm^2
24AWG~22AWG

GOLDT2210002010-030

TINT2210002010-031

 2473754-1 
0.50~0.75mm^2
20AWG~18AWG

GOLDT2210002010-040

TINT2210002010-041

TABLE 2

NOTE:
1. TECHNICAL DATA SEE TABLE
2. MATERIAL SEE TABLE
3. THE PIN HOLES WITHOUT CONTACTS USE 2473754-3 FOR SEALING
4. APPICABLE TERMINAL PART NUMBER AND WIRE SIZE
   AND SINGLE WIRE SEAL SEE TABLE 2

    :
1.        1
2.     2
3.     PIN   2473754-3     
4.                    2
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