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SRCZ 8440 MAIN HOUSING BLACK
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SECTION C1-C1
0 SLIDING LATCH 1 BLACK
i) FEMALE FRONT SEAL 1 RED
4 FEMALE BACK SEAL 1 LIGHT BLUE
3 FEMALE REAR COVER 1 BLACK
2 FEMALE FRONT COVER 1 GREEN
1 FEMALE HOUSING 1 BLACK
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@B @B % @B®|EsB| @@ *| f G I MATERIALS:
A (©e @) | @e 5| (e (83 | (Ee ) | (e o)) | (@) () | (e ) A HOUSINGS: POLYESTER (PBT), GLASS FILLED, UL 94 HB
=R = s SEAL: SILICONE RUBBER
= o = 2. VARIATION OF SHADE WITHIN OR BETWEEN BATCHES, OR DISCOLORATION 1S ACCEPTABLE
3. MX150 RECEPTACLE TERMINALS TO BE USED WITH THESE ASSEMBLIES IN ALL CAVITIES,
CRIMPED WITH CABLE INSULATION OUTER DIAMETER IN THE RANGE 1.5mm TO 2. 7mm
- 86.7 REF(X2) -
AN /AN PACKAGING SPECIFICATION, TEC-107-160003-02, LATCH SHIPPED IN PARTIALLY OPEN POSITION
/5\ WATES WITH SRC2 PIN BLADE HOUSING ASSEMBLY (BLACK) PN 2500024-1 (OLD PN 937928400)
6. CONDUIT INTERFACE OPTIONS REFER TO 2500034
7. PRESENCE OF TE CONNECTIVITY LOGO OPTIONAL ON FRONT COVER,REAR COVER,SLIDING LATCH
AND HOUSING.
ACCEPTABLE CABLE INSULATION @ RANGES (mm) - NOTE 3 THIS DRAWING IS A CONTROLLED DOCUMENT. [P\~ o [2JUL2020 . o
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